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BURNDY® Tooling
Cutters  — Mechanical & Ratchet

Variations:
Catalog Number:	 Description:
RCC954ACSR1K	 22.75” overall length; 1.38” max. insulation 
	 diameter; 6.5 lbs 

RCC556	 20” overall length; 1.25” max. insulation
	 diameter; 4.5 lbs

RCC336	 10.5” overall length; .74” max. insulation
	 diameter; 1.2 lbs

Accessories:
Catalog Number:	 Description:
RPC705501:	 Fixed Replacement Blade for RCC556
RPC705601:	 Moveable Replacement Blade for RCC556	
RPC902101:	 Fixed Replacement Blade for RCC336
RPC902201:	 Moveable Replacement Blade for RCC336

RCC - Cu/Al, ACSR
RCC-Series Cutters for Cu/Al, ACSR
Three variations covering a range of Cu/Al , ACSR

•	 Quick release, bi-directional ratchet mechanism
•	 Rapid blade advance
•	 Easy cutting with minimal cable distortion

For Use On:

RCC954ACSR1K:	 Copper 1000 kcmil; 
	 Aluminum 1000 kcmil;
	 ACSR 954 kcmil

RCC556:	 Copper 500 kcmil; 
	 Aluminum 500 kcmil;
	 ACSR 556 kcmil

RCC336:	 Copper 350 kcmil;
	 Aluminum 500 kcmil;
	 ACSR 336 kcmil

Specifications (RCC954ACSR1K):
Weight:	 6.5 lbs
Size:	 22.75” x 7.00” x 1.88”
Max. Insulation Dia.:	 1.38”
Warranty:	 1 year limited warranty (excluding
	 blades)
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