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Overhead Distribution
Compression T Tap

TYPE YCT

HYTEE™

ACCOMMODATES: COPPER

MATERIAL: TIN PLATED COPPER
One-piece, copper compression tap connector 
with U-shaped run element and tubular tap for 
joining hard and medium-hard drawn copper. 
Preformed run element simplifies installation on 
larger conductors. Uses same die as equivalent 
full-tension sleeve.

Conductors
H L Die 

Index

Run Tap
Tools, Die Set Catalog Number, 

& (Crimps per End)
Tools, Die Set Catalog Number, 

& (Crimps per End)
Catalog 
Number Run Tap MD7, MD6 Y35, Y750, 

Y45 †, Y46 ‡ MD6 Y35, Y750, 
Y45 †, Y46 ‡

YCT2626 2/0 (7, 12, 19) 2/0 (7, 12, 19) 3.26″ 5.62″ 166 W166 (4) U166/U459 (2) W166 (6) U-166 (3)

YCT2828 4/0 (7, 12, 19) 4/0 (7, 12, 19) 4.00″ 5.72″ 168 — U168(2) — U-168 (3)

† U Die with adapter PT-6515.
‡ U Die with adapter PUADP-1.

TYPE YOT

HYTEE™

ACCOMMODATES: COPPER

MATERIAL: TIN PLATED COPPER
Cast copper T-tap connector with two-piece 
line element and tubular tap for joining hard 
and medium drawn copper. Design simplifies 
installation on large conductors. Uses same die as 
equivalent sleeve.

Catalog 
Number Run Tap H L Die 

Index

Run Tap
Tools, Die Set Catalog Number, & 

(Crimps per End)
Tools, Die Set Catalog 

Number, & (Crimps per End)
Y35, Y750, 

Y45 †, Y46 ‡ Y60B Y35, Y750, 
Y45 †, Y46 ‡ Y60BHU

YOT3434 500 (19, 37) 500 (19, 37) 4.82″ 10.38″ 210 U210 (6) L210 (2) U210 (6) L210 (2)

For faster installations use BURNDY® PATRIOT® family of 
battery tools.

† U Die with adapter PT-6515.
‡ U Die with adapter PUADP-1.

For faster installations use BURNDY® PATRIOT® family of 
battery tools.
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