
Blackburn® Mechanical Connectors

A20

Dual-Rated Mechanical Connectors
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Type ASL–ALCÜL™ — Two Conductors, One-Hole Mount

Cat. No.
Conductor Range Dimensions (in.) Mtg. Hole

Dia.Max. Min. L W H D F

ASL30-21 300 kcmil 6 str. 3 1-1/8 2 15/32 1/2 5/16

Type ASL–ALCÜL™ — Two Conductors, Two-Hole Mount

Cat. No.
Conductor Range Dimensions (in.)

Max. Min. L W H D F

ASL60-22 600 kcmil 2 str. 4-29/32
1-1/2 3 3/4 3/8

ASL75-22 750 kcmil 3/0 str. 4-49/32

13/32 dia.
2 holes

1-3/16 1-3/8

• For copper and aluminum conductors
• Easy installation – no special tools required
• Tin-plated for low contact resistance
• All aluminum bodies
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