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Snake+ 22 • • • • • • •
ICC-ES ESR-2272

LARR-25810

Smart DI+ 22 • • • • • •

Hollow-Set Dropin 22 • • • • • • • • • • • • • •

Steel Dropin 23 • • • • • • • • • • •

Mini Dropin 23 • • • • • • • •

Double 24 • • • • • • • • • • •

Single 25 • • • • • • • •

Calk-In 26 • • • • • • • • • • •

Lag-Shield 27 • • • • • • • • • • •

Heli-Pin 28 • • • • • • • •

Pi
n 

An
ch

or
s Spike 26 • • • • • • • • • • • • •

Drive 27 • • • • • • • • • •

N
ai

l A
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rs

Safe-T+ Pin 28 • • • • • • •

Zamac Hammer-Screw 28 • • • • • • • • •

Zamac Nailin 28 • • • • • • • • • • •

Nylon Nailin 29 • • • • • • • • • • •

•	 Suitable

May be Suitable

SELECTION GUIDE
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Steel Dropin • MINI DROPIN

Zamac Body with STAINLESS Steel Cone				 
Cat. No. Size Drill Dia. Overall Length Sleeve Length Std. Box Std. Ctn.

9420 1/4" 3/8" 7/8"  5/8" 100 1000
9440 3/8" 5/8" 1-5/16" 15/16" 100 500
 
 
 

	
 SOLID Base material Setting Tools
Cat. No. Size Std. Box Std. Ctn.

9322 1/4" 1 1
9342 5/16" & 3/8" 1 1
9352 1/2" 1 1
9362 5/8" 1 1

 

                   		

			   
	   
 HOLLOW Base material Setting Tools	
Cat. No. Size Std. Box Std. Ctn.

9323 1/4" 1 1
9333 5/16" 1 1
9343 3/8" 1 1
9353 1/2" 1 1
9363 5/8" 1 1

Steel Dropin
Internally Threaded Expansion Anchor
Base Material	

Solid Concrete, Solid Block, Hard Stone
Size Range

1/4" to 3/4" Standard Thread, 1/2" & 3/4" in Coil Thread
Anchor Material			 

Carbon Steel and Type 304 or 316 Stainless Steel

The Steel Dropin is an all-steel, machine bolt anchor available in carbon steel 
and two types of stainless steel. It can be used in solid concrete, hard stone, and 
solid block. A coil-thread version for forming applications is also available. A 
setting tool is included in each standard carton. 

Carbon Steel Dropin (Smooth Wall)
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6304 1/4" 3/8" 1" 7/16" 100 1000
6306 3/8" 1/2" 1-9/16" 5/8" 50 500
6308 1/2" 5/8" 2" 13/16" 50 300
6320 5/8" 7/8" 2-1/2" 1-3/16" 25 125
6312 3/4" 1" 3-3/16" 1-3/8" 10 50

 
Carbon Steel Flanged Dropin (Lipped)
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6324 1/4" 3/8" 1" 7/16" 100 1000
6326 3/8" 1/2" 1-9/16 5/8" 50 500
6328 1/2" 5/8" 2" 13/16" 50 300

 
Carbon Steel Knurled Wall Dropin
Cat. No. Rod/Anchor size Drill Dia. Overall Length Thread Depth Std. Box Std. Ctn.

6340 1/4" 3/8" 1" 7/16" 100 1000
6342 3/8" 1/2" 1-9/16" 5/8" 50 500
6344 1/2" 5/8" 2" 13/16" 50 250

 
Type 303 Stainless Steel Dropin
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6204 1/4" 3/8" 1" 7/16" 100 1000
6206 3/8" 1/2" 1-9/16" 5/8" 50 500
6208 1/2" 5/8" 2" 13/16" 50 300
6210 5/8" 7/8" 2-1/2" 1-3/16" 25 125
6212 3/4" 1"    3-3/16" 1-3/8" 10 50

 

Type 316 Stainless Steel Dropin				  
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6224 1/4" 3/8" 1" 7/16" 100 1000
6226 3/8" 1/2" 1-9/16" 5/8" 50 500
6228 1/2" 5/8" 2" 13/16" 50 300
6230 5/8" 7/8" 2-1/2" 1-3/16" 25 125
6232 3/4" 1"    3-3/16" 1-3/8" 10 50

 
Carbon Steel Coil Thread Dropin
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6330 1/2" 5/8" 2" 13/16" 50 300
6332 3/4" 1" 3-3/16" 1-3/8" 10 50

Use Setting Tool Cat. No. 6309 for 1/2” size, Cat. No. 6313 for 3/4” size.

   

Setting Tools for steel Dropin anchors
Cat. No. Size Std. Box Std. Ctn.

6305 1/4" 1 250
6307 3/8" 1 100
6309 1/2" 1 100
6311 5/8" 1 50
6313 3/4" 1 25

 
 
 

 
SDS-Plus Accu-Bit for DropIn AND Smart DI+
Cat. No. Size Usable Length Bits Per Pack

00391 SDS-Plus 3/8"Concrete Accu-Bit for 1/4" Dropin 1
00397 SDS-Plus 1/2"Concrete Accu-Bit for 3/8" Dropin 1 
00410 SDS-Plus 5/8"Concrete Accu-Bit for 1/2" Dropin 1
00418 SDS-Plus 7/8"Concrete Accu-Bit for 5/8" Dropin 1
00419 SDS-Plus 1"Concrete Accu-Bit for 3/4" Dropin 1

Mini Dropin
Internally Threaded Expansion Anchor 
Base Material	

Pre-cast Hollow Core Plank, Concrete
Size Range

1/4", 3/8" and 1/2"
Anchor Material			 

Carbon Steel 

The Mini Dropin is a carbon steel, machine bolt anchor used in shallow  
embedment applications. It can be used in solid concrete and hollow core 
concrete plank, and it may be suitable in hard stone and solid block. 

Mini Dropin
Cat. No. Size Drill Dia. Min. Depth Thread Depth Std. Box Std. Ctn.

6335 1/4" 3/8" 5/8" 3/8" 100 1000
6322 3/8" 1/2" 3/4" 13/32" 100 1000
6337 1/2" 5/8" 1" 5/8" 50 250

 
 
 

 
Setting Tools for mini dropin anchors
Cat. No. Size Std. Box Std. Ctn.

6336 1/4" 1 50
6323 3/8" 1 50
6338 1/2" 1 50

	 

 
SDS-Plus Accu-bit for  mini  DropIn	
Cat. No. Size Usable Length Bits Per Pack

00392 SDS-Plus 3/8" Concrete Accu-Bit for 1/4" Mini Dropin 1
00398 SDS-Plus 1/2" Concrete Accu-Bit for 3/8" Mini Dropin 1 
00411 SDS-Plus 5/8" Concrete Accu-Bit for 1/2" Mini Dropin 1




