
Color-Keyed® Tools, Dies and Kits
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Installing Dies

Cat. No. Description or Colour Codes Cat. No. Description or Colour Codes

OJB 0 BY37 840 (EEI 11A)
DBL D BY55 Wire Cutter (2/0 max.)
BY39 510 Hex (non-bow) BY63 Orange (Nicopress)
BY41 635 Hex (non-bow) BY65 Plum
BY43 747 Hex (non-bow) BY15C* 7/32 Red
BY45 T BY17C* 1/4 Blue
BY47 K BY19C* 5/16 Grey
BY49 B BY21C* 3/8 Brown
BY51 J BY23C* 1/2 Pink
BY53 P BY24C* 1/2–1 Gold
BY13 3/16 BY25C* 9/16 Tan/Orange
BY15* 7/32 (EEI–1 index 236) BY27C* 11/16 Yellow
BY17 1/4 BY31C* 5/8–1 Olive/Purple
BY19 5/16 (index 161.242) BY32C* Ruby
BY21 3/8 BY35C* 781 White
BY23 1/2 (index 163) BY37C* 840 Red
BY25 9/16 BY28C* 17/32 Black
BY27 11/16 BY53C* P Green
BY29 19/32 BG-1-BB Canvas Bag for OD58
BY31 5/8–1 (index 165) ODH1 Insulating Head Cover
BY33 737

– –
BY35 781

*Can also be used with OD58 tool.

Insert Dies for TBM6H Hydraulic
Head and Type OD Tools

Cat. No. Description or Colour Codes Cat. No. Description or Colour Codes

B58CS 5/8 Die Set B75AH
–HO “O” Die Set B76AH

HD “D” Die Set B76SH
HN “N” Die Set B06CHI Pink/Gold #1/0 AWG Cu
HU “U” Die Set B08CH Tan/Orange #3/0 AWG Cu
HBKC BKC B09CH Olive/Purple #4/0 AWG Cu
HBKT BKT B11CH Red/Blue #350/400 kcmil Cu
B24EA EEI 8A B10SH –
B30EA EEI 9A B05CH Green #1 AWG Cu
B39EA EEI 10A B26CH Ruby/Yellow #250 kcmil Cu
B49EA EEI 11A (840) B71CH Red #8 AWG Cu
B61EA EEI 12A B72CH Black #2/0 AWG Cu
B80EA EEI 13A B73CH Blue #6 AWG Cu
B20AH EEI14A B74CH Grey #4 AWG Cu
B71AH

–

B75CH Brown #2 AWG Cu
B72AH B76CH Pink #500 kcmil Al
B73AH B10CHI White #300 kcmil Cu
B74AH B12CHI Brown #500 kcmil Cu

Insert Dies for Hydraulic Heads* 
JB12B, 13100A, TBM14M, TBM14MC,
TBM14CR-LI, TBM14RH, TBM15I, 
TBM15CR-LI, BPLT14BSCR, BPLT15BSCR

Die Designation Die Code Cat. No.
Burndy

Copper Aluminum

– 66 11409 30RT 28RT

840 71 / 76 11363 / 11410 31RT / 32RT 29RT / 30RT

1 87 11423 34RT 31RT

1-1/8 94 / 99 11364 / 11424 36RT / 38RT 32RT / 34RT

– 106 74506 39RT 36RT

1-5/16 107 / 112 11425 / 11426 40 RT 40 RT

1-1/2 115 / 125 11308 / 11416 44 RT 39 ART

1-5/8 140 11418 – 40RT

1-3/4 150 / 161 11419 / 11420 46RT 44RT

– 175 11421 – –

Cross-Reference for 21940 (40-Ton) Tool Dies

*Adaptor 15500-TB required with T&B 15-Ton tools.




