Overhead Distribution BURNDY?®

Compression Splices - Single Sleeve Full Tension

TYPES YDS-A & YDS-AT

HYSPLICE™

ACCOMMODATES: AAC (STR, @
COMPRESSED, COMPACT) ’ ;

MATERIAL: ALUMINUM

TENSION RATING:
ANSI C119.4 CLASS 1
(FULL TENSION)

Full-Tension HYSPLICE™ sleeve made of
aluminum tubing with staked-in cable stop.
Sizes 1/0 and larger tapered for gradual transition
of stress. Installed with HYSPLICE™ tools and

dies. Pre-filled with PENETROX™ joint compound,
stripsealed and capped to limit oxide growth and to
increase the life of the connection.

i Tools, Die Set Catalog Number & (Number of Crimps|
Nambsr | Coductor ) o MD, MD6 Y35, Y750 : Y45( Y46 & Ye0-
YDSEWA 6(1) 3 161 w61 ) utet (1 t 1 —
YDSAWA 4) 2508 162 W1624) ute2 1y t 1 —
YDS2WA 2(1) 378 163 W163 6) 1639 t 1 —
YDS6CA 6(7) 3 161 w161 ) utet (1 t 1 —
YDS4CA 4(7) 2508 162 W162 ) U162 1y t 1 —
YDS2CA 2(7) 378 163 W163 6) U163 ) t 1 _
YDS25AT 10(7) 714 o ngtg% uBzfef%) t 1 -
YDS26AT 20(7) o-1i4 245 W245 9) U245 5) t t _
YDSZZAT | 30(719) 704 247 W47 9) U247 (4 t 1 L247(3)
YDS28AT | 40(719) | 102 249 W249 (12 U249 6) t 1 L2493)
YDS29AT 250 (19) 742 616 _ U616/6) t 1 —
YDS2IAT | 2668(719) | 858 251 _ U251 (7) t 1 251 ¢4)
YDSIOIAT | 3364(19,37) | 978 21 — U321 9) + t 1321 @)
YDS31AT 350(19) 1 490 — U490 (9 t 1 L4903
YDSIUAT | 3975(19) | 124 468 — 468 10) t 1 _
YDSIMAT |  477(19) 1234 317 — U317 9) t 1 13173
YDSISIAT | 5565 (19,37) | 1234 21 — U261(9) t 1 126103)
YDSI61AT |  636(37) 13412 469 — — S469(8) | P69 Q) 469 (4)
YDS391AT 2%%((‘;’571)) 13508 342 — — s | P2 L3420
YDSAMAT | 954 (3761 | 1758 352 _ — S32(10) | P32(0) | L3R

* Multiple crimp die set; makes more than one crimp per tool compression.
Figure indicates number of compressions.
1 U Die with adapter PT-6515.

1 U Die with adapter PUADP-1.
For faster installations use BURNDY® PATRIOT® family of battery tools.
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