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ELECTRICAL ACCESSORIES
Fluorescent Lampholders

FLUORESCENT LAMPHOLDERS

2.37"

0.75"1.44"

CATALOG NUMBER RATING DESCRIPTION COLOR UL CSA

 3901W 660W 600V Medium bi-pin, screw terminals. White • •

 3911W 660W 600V
 Medium bi-pin, pressure 
lock terminals, includes 
starter base.

White • •

2.37"

1.630"
1.45"

 464 660W 600V  Pedestal type, recessed, contact, plunger, 
with floor terminal screw cover (for 800 & 
1500MA T-12 lamps).

White • •

2.375"

1.625"
1.50"

 465 660W 600V  Pedestal type, recessed, fixed, quick wire 
terminals (for 800 & 1500MA T-12 lamps).

White • •

2.3125"

1.625"
1.4375"

 466 660W 1000V  Pedestal type, recessed, plunger, quick wire 
terminals (for all sizes of lamps T-12, T-8, 
and T-6).

White •

1.4375"

2.3125"

1.625"

 467 660W 600V  Pedestal type, recessed, fixed, quick wire 
terminals (for all sizes of lamps T-12, T-8, 
and T-6).

White •

 

1.88"

1.375"

 623 660W 600V Snap-in, high output with plunger. White • •

1.74"

1.312"
1.468"

1.13"  2536 660W 1000V  Slimline, for single pin lamps, shallow base, 
slide plunger, push in terminal.

White • •

 2537 660W 600V  Slimline, for single pin lamps, shallow base, 
slide fixed, 2 push in terminals.

White • •

0.75"

1.6875"

1.25"

 13053UN 660W 660V  Slide-on, short, for medium bi-pin lamps 
with captive nut, 4 quick wire terminals.

White •

 

2.00"

1.375"

0.75"

 13057UN 660W 600V  Slide-on, for medium bi-pin with captive 
4 quick wire terminals.

White • •

All devices listed on this page conform to NEMA WD-1 and WD-6.




