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PASS & SEYMOUR

All devices listed on this page conform to NEMA WD-1 and WD-6.

CATALOG NUMBER DESCRIPTION

ACCESSORIES

EHU15AN 15 & 20A EHU Straight Blade, Right Angle Adapter

L15RBC Weatherproof Boot-Connector**

L15RBP Weatherproof Boot-Plug**

FC22GL EHU-Strain Relief Grip†

FC30GL EHU-Strain Relief Grip†

FC40GL EHU-Strain Relief Grip† 

FC52GL EHU-Strain Relief Grip†

**For further information consult the Turnlok® Section G.
†For further information consult the Flexcor® Section J.

STRAIGHT BLADE PLUGS & CONNECTORS
Extra-Hard Use (EHU) Specification Grade 2 Pole, 3 Wire Grounding 15 & 20A, 125, 250 & 277V

PS5269X

1.516" 1.358"

1.752"
2.638"

PS5266X

1.516" 1.358"

2.791"
1.752"

NEMA
5-15P

NEMA
6-15P

NEMA
6-15R

NEMA
5-15R

NEMA
5-20P

NEMA
7-20P

NEMA
7-15P

NEMA
6-20R

NEMA
6-20P

NEMA
5-20R

IP20 
Suitability

Features – Extra-Hard Use (EHU)
•  Unit arrives completely ready-to-wire, 

cuts installation time significantly.
•  Nylon housing provides impact and

chemical resistance.
•  Rugged two-piece cord grip provides 

more uniform cord retention.
•  Internal dust shield keeps terminals free 

of contaminants.

•  Tri-drive assembly screws are standard 
on all Specification Grade plugs and 
connectors.

•  All 3-wire terminals located on the same 
plane, allows for quick wire termination 
from any angle.

•  Heavy-duty brass alloy blades and 
contacts, resist heat rise, provide 
excellent conductivity.

•  Cord-grip screws recessed to  protect 
installer against screwdriver head 
 slippage.

CATALOG NUMBER

RATING

DESCRIPTION
CORD 
DIAMETER

NEMA 
CONFIG. 
NO.

3rd PARTY COMPLIANCE

UL498
FSUL

WC596 C22.2 No. 42A. V.

EHU – SPECIFICATION GRADE 

 PS5266X 15 125 Plug, Black & White .230"-.720" 5-15P • •

PS5266XGRY 15 125 Plug, Black & Gray .230"-.720" 5-15P • •

PS5266XBK 15 125 Plug, Black .230"-.720" 5-15P • •

 CR5266X 15 125  Plug, Corrosion-Resistant, Yellow & White .230"-.720" 5-15P • •

 PS5269X 15 125 Connector, Black & White .230"-.720" 5-15R • •

PS5269XGRY 15 125 Connector, Black & Gray .230"-.720" 5-15R • •

PS5269XBK 15 125 Connector, Black .230"-.720" 5-15R • •

 CR5269X 15 125  Connector, Corrosion-Resistant, 
Yellow & White .230"-.720" 5-15R • •

 PS5366X 20 125 Plug, Black & White .230"-.720" 5-20P • • •

 PS5369X 20 125 Connector, Black & White .230"-.720" 5-20R • •

 PS5666X 15 250 Plug, Black & White .230"-.720" 6-15P • • •

 PS5669X 15 250 Connector, Black & White .230"-.720" 6-15R • • •

 PS5466X 20 250 Plug, Black & White .230"-.720" 6-20P • • •

 PS5469X 20 250 Connector, Black & White .230"-.720" 6-20R • •

 PS5766X 15 277 Plug, Black & White .230"-.720" 7-15P • •

 PS5866X* 20 277 Plug, Black & White .385"-1.150" 7-20P • •

*For PS5866X right-angle applications, use L20303AN right-angle adapter.

CR5266X

1.516" 1.358"

2.791"
1.752"
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DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-40 – P-42.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Ivory Light Almond White Green

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Antique Brass Dark Bronze Nickel




