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Loadcentres

I SELECTION
EQL & SEQ Single Phase Loadcentres
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Selection and Ordering Data

EQL24125D

SEQ24125SM

SEQ40200

EQL Loadcentres with main lugs only 1 phase 3 wire 240V AC max.
Number| Dimensions-In.(mm) Door Kit Factory
of Catalog Skid | Main Lug | Mounting Catalog Mod.
Circuits Number Qty. |Amps| Height | Width |Depth| Data Trim Number

2/4 EQL260S 330 | 60 7 5 2-3/4 3 surface N/A N/A
(178) (127) (70)

4/8 EQL4100 90 | 100 | 12-5/8 | 6-5/8 | 3-1/2 1 comb. N/A N/A
(322) (168) (90)

8/16 EQL8100D* | 72 | 100 | 14-7/8 12 3-3/4 | 4-2/0| comb. DK8-A N/A
(378) (305) (95)

12/24 EQL12125D 45 125 | 16-7/8 12 3-3/4 | 4-2/0| comb. DK12-A ®
(429) (305) (95)

16/32 EQL16125D | 45 | 125 | 18-7/8 12 3-3/4 | 4-2/0| comb. DK16-A ®
(479) (305) (95)

24/48 EQL24125D 36 125 | 24-1/8 | 13-1/32 | 3-3/4 | 4-2/0| comb. DK24-A ®
(613) (331) (95)

32/64 EQL32200D | 27 | 200 33 14-1/4 4 [6-250[ comb. DKL32-2A @
(838) (362) | (102) |MCM

40/80 EQL40200D | 27 | 200 33 14-1/4 4 [6-250[ comb. DKL40-2A @
(838) (362) | (102) |MCM

Note: EQL8100D through EQL40200D are stocked complete with doors

*Neutral bar only on one side of panel.

Service Entrance Loadcentres with Factory installed main breaker 1 phase 3 wire 240V AC max.

Number Dimensions-In.(mm) Door Kit Factory
of Catalog Skid | Main Lug |Mounting Catalog Mod.
Circuits| Number Qty. |Amps [Height | Width |Depth |Data | Trim Number
12/24 |SEQ12100SM* | 54 100 17-1/2 | 13-1/8 | 3-3/4 |4-2/0 | comb.
16/32 |SEQ16100SM* | 36 17-1/2 | 13-1/8 | 3-3/4 |4-2/0 | comb. DK1216SM-1 ®
24/48 | SEQ24100SM | 36 | 100 |24-1/8 | 13-1/8 | 3-3/4 |4-2/0 | comb.
24/48 |SEQ24100SMKs| 36 (613) | (333) | (95) DK24SM-1 o
24/48 | SEQ24125SM | 36 125 comb.
24/48 SEQ24150 27 | 150 27 14-1/4 4 |e250 comb.
686) | (362) | (102) [MCM DkS24-2A | ©
24/48 SEQ24200 27 | 200 comb.
32/64 | SEQ32100SM | 27 | 100 |74/ | 13.1/8 | 3.3/ comb.
689 | 333 | (95) |*O DK32sM- ®
32/64 | SEQ32125SM | 27 125 comb.
32/64 SEQ32150 27 150 33 14-1/4 4 |e250 comb.
(838) | (362) | (102) |MCM DKSs2-2A 1 @
32/64 SEQ32200 27 | 200 comb.
40/80 SEQ40100 27 | 100 36 14-1/4 4 |6-250| comb. DKS40-1A
40/80 SEQ40125 27 125 | (914) (362) (102) [IMCM | comb. ®
40/80 SEQ40150 27 150 36 14-1/4 4 6-250 comb. DKSAC-2A
40/80 SEQ40200 27 | 200 | (914) (362) [(102) |MCM| comb.
60/120 SEQ60200 18 | 200 46 14-1/4 4 16250 | comb. N/A N/A
(1168) | (362) (102) |[MCM

@Factory Modifications

m Standard SEQ24100SMK with additional knockouts

Type Description Catalog Number Example Delivery
White door and trim add suffix...W EQL24125DW
EQL  Raige door and tm add suffix..B EQL24125DB
Gray door installed add suffix...D SEQ24125SMD 6 weeks
SEQ White door and trim add suffix...DW SEQ24125SMDW
Beige door and trim add suffix...DB SEQ24125SMDB

Note: Comb= Combination Flush/Surface mounted. Certified for use with any combination of full or half module plug-in
circuit breakers. Certified for mounting vertical, horizontal or inverted and for use with CU/AL conductors including
compact stranded. All neutral bar connectors are No. 14 - No.4.

Typical circuit rating (ie. 24/48) indicates the circuit capacity of the loadcentre is 24 full module (1”) breaker of 48 half-module (1/2") breakers.
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Accessories

Cat. Description Std.

No. Pkg.

Tie Handle

ECQTH2 QT Dual Tie Handle-Floating 25

ECQTH3 Q 2-Pole Tie Handle 50

QTH4 QT Dual Tie Handle - Bar Type 5

Blocking Device

ECQL1 Handle Blocking Device 10
(1,2 or 3 Pole)

ECQLD3 Padlocking Device (1,2 or 3 Pole) 10 10

Lock

EQL1 Add-A-Lock 1
(only on obsolete EQ 39)

ECQFL2 Add-A-Lock 1

(all EQ Loadcentres)

Neutral Lug Kits

LK2 No. 4-2/0 CU/AL 1

LK3 No. 1-300 MCM CU/AL 1

Lug Kit @

ECLK2150 No. 14-2/0 CU, No. 8-3/0 AL 1

ECLK2225 No. 2-300 MCM CU/AL 1

Miscellaneous

QF3 Three 1-Pole Fillers 1

SL3 Sliding Latch 1

1G21 Insulated Ground Bar Kit 1 a
ECQFL2 Truck-Kit Contractor Truck Kit 1 E

w

Door Kits 8

DK8-A For EQL manufactured after Jan. 92 §

DK12-A For EQL manufactured after Jan. 92

DK16-A For EQL manufactured after Jan. 92

DK24-A For EQL manufactured after Jan. 92

DKL32-2A For EQL manufactured after Jan. 92
DKL40-2A For EQL manufactured after Jan. 92
DK24SM-1 For SEQ manufactured after July 00
DK32SM-1 For SEQ manufactured after July 00
DK24SM For SEQ manufactured after July 00
DK32SM For SEQ manufactured after July 00
DK1216SM-1| For SEQ manufactured after July 00
DKS24-2A For SEQ manufactured after Jan. 92
DKS32-2A For SEQ manufactured after Jan. 92
DKS40-1A For SEQ manufactured after Jan. 92
DKS40-2A For SEQ manufactured after Jan. 92
TRIMSCK1 Screws for trims

CIRNOLA32 | Circuit labels up to 32 circuits for SEQ 125A
CIRNOLA40 | Circuit labels up to 40 circuits
DIRLBLK-EQLSEQ| Directory labels EQL, SEQ
DIRLBLK-SM| Directory labels SEQ side mounted NMMB

ECLK2150

U G YU O Oy

SL3 Truck Kit 1G21

@ These lug kits simply plug on to the bus of any SEQ or EQL Loadcentre as sub-feed or through-feed lugs to take advantage of CEC Rule 14-100 (c).
®SE & Aisina process of adding prefix EC to catalog numbers




