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easyRelay and MFD Expansion Modules

Product Description Standards Certifications
Expansion modules are e CSA C22.2 No. 142-M1987 e UL

available for increasing the e CSA C22.2 No. 213-M1987 e CSA

input/output of the easy700/ . .

800 and MFD-Titan multi- EN 55011 CE .
function displays to 24 inputs * EN50178 * CSAClass |, Div. 2,
and up to 16 outputs. * EN61131-2 Groups A, B, C, D;
Expansion modules can be * |IEC EN 610004 Temp. Code T3C
mounted directly to the e IEC 60068-2-6 * C-Tick

easy700 or easy800 relays e |EC 60068-2-27 e GOSTR

or up to 98 ft (30m) away . UL 508 e Ukrain-GOST

using coupling module
EASY200-EASY.
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@CE

Shipping Approvals

Bureau Veritas

Det Norske Veritas
Germanischer Lloyd

Lloyd's Register of Shipping



Product Selection

EASY618_

Digital 170 Expansion Modules
Can be used via easyLink.

Programmable Relays

Control Relays and Timers

Outputs Catalog
. = ] Supply Voltage Digital Inputs Relay 10 A (UL) Transistor Number
100-240 Vac 12 6 — EASY618-AC-RE
e — l 24 Vide 12 6 — EASY618-DC-RE
24 Vdc 12 — 8 EASY620-DC-TE
24 Vdc 6 4 — EASY410-DC-RE
24Vdc 6 — 4 EASY410-DC-TE
24Vdc — 2 — EASY202-RE

For distributed connection of a digital input/output expansion at up to 98 ft (30m) distance

EASY200-EASY

EASYA406_

Analog I/0 Expansion Modules
Can be used via easyLink.

Inputs Digital Outputs
- Supply Digital/ Can Be Used Analog Catalog
» Voltage Analog for Digital  Relay10A (UL) Transistor  OQutputs Number
ll 24 Vdc 1/2 2 — 2 1 EASY406-DC-ME
= e 24Vdc 1/6 2 — 2 2 EASY411-DC-ME

Technical Data and Specifications

easyRelay I/0 Expansion Modules

3.3

Type EASY202-RE EASY618-AC-RE EASY618-DC-RE EASY620-DC-TE EASY200-EASY
Supply voltage — 100 — 240 Vac 24 Vac 24 Vac —

Heat dissipation W 10 VA 4W 4W W

Continuous current outputs @ 8A 8A 8A 05A —

Short-circuit proof with
power factor 1

Line protection
B16, 600 A

Line protection
B16, 600 A

Line protection
B16, 600 A

Line protection
B16, 600 A

Short-circuit proof with
power factor 0.7...0.7

Line protection
B16, 900 A

Line protection
B16, 900 A

Line protection
B16, 900 A

Line protection
B16, 900 A

Connection cables

Solid

0.2-4.0 mm?Z (AWG 22-12)

0.2-4.0 mm?Z (AWG 22-12)

0.2-4.0 mm?Z (AWG 22-12)

0.2-4.0 mm?Z (AWG 22-12)

0.2-4.0 mm?Z (AWG 22-12)

Flexible

0.2-2.5mm?Z (AWG 22-12)

0.2-2.5mm?Z (AWG 22-12)

0.2-2.5mm?Z (AWG 22-12)

0.2-2.5mm?Z (AWG 22-12)

0.2-2.5mm?Z (AWG 22-12)

Degree of protection

1P20

1P20

1P20

1P20

1P20

RFI suppression

EN 55011, EN 55022 Class B, IEC 61000-6-1,2,3,4

Ambient operating temperature

—25°C to +55°C

—25°Cto+55°C

—25°Cto+55°C

—-25°Cto+55°C

—25°Cto+55°C

Transport and storage temperature

—-40°Ct0+70°C

—-40°Cto+70°C

—-40°Cto+70°C

—-40°Cto+70°C

—-40°Cto+70°C

Certification, standards

EN 50178, IEC/EN 60947, UL, CSA

Mounting

On 35 mm DIN rail or screw mounting with ZB4-101-GF1 mounting feet
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Dimensions
Approximate Dimensions in Inches (mm)

easy600 Series, Drawing Number MD05013002E
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EASY202-RE/EASY200-EASY/EASY205-ASI Series, Drawing Number MD05013012E
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