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Accessories
MI4

Moeller HPL0213-2004/2005

Description For use with Type Price Std. pack
Atrticle no. See Price
List
MI4 accessories
Fieldbus interface
Plug-in interface module
Suconet K - All M4 devices ZB4-501-1F1 1 off
229813
PROFIBUS-DP 9600 Bit/s — 12 MBit/s ZB4-504-1F1
206858
PROFIBUS-DP 9600 Bit/s — 1.5 MBit/s ZB4-504-1F2
232146
Siemens MPI Electrical isolation; 1.5 Mbit/s ZB4-505-1F1
224461
Siemens MPI Without electrical isolation; 1.5 MBit/s ZB4-505-1F2
229816
DeviceNet - ZB4-506-1F1
229814
CANopen - ZB4-507-1F1
229815
Data plug
Assembly kit without cable
- Socket, 9-pole - ZB4-409-DS1 1 off
Straight cable entry 203506
- Pins, 9-pole Suconet K interface ZB4-209-DS1
Straight cable entry 203507
- Pins, 9-pole PROFIBUS-DP ZB4-209-DS2
Cable entry, angled 90 206982
Connection cable for MI4 units
e Length2 m
With PC - For configuration ZB4-24A-KP1 1 off
200625
With XC100/200 - SUCOM-A protocol XT-SUB-D15/RJ45
283450
With PS4-300 PS4-200 PS4-150 - SUCOM-A protocol (RS 232C) ZB4-2B7-KB1
200627
With PS4-300, PS4-200, PS4-150 - Suconet-K protocol (RS485) ZB4-231-KB1
200630
With PS416 - Suconet-K protocol (RS485) and ~ ZB4-233-KB2
SUCOM-A protocol (RS485) 200631
With easy Adapter, 9-pole plug connector, easy800 protocol ZB4-03B-AD1
35-pole socket, cable 257176
EASY800-PC-CAB
256277
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List
MV4 accessories
Software package MV4-CFG-1-... Windows 98SE/ME/NT/2000/XP
Software for configuration of all MV4 devices.
Package: one CD incl. electr. documentation for the configurator and equipment manuals in English and German
- - MV4-CFG-1 1 off
224459
Upgrades
Package as for initial purchase, observe ordering conditions
- - MV4-CFG-1-U 1 off
224460
Memory cards
PCMCIA PC card ATA
8 MByte Flash MV4-5..., MV4-6... ZB4-908-SC1 1 off
210542
16 MByte Flash ZB4-916-SC1
210544
32 MByte Flash ZB4-932-SC1
216370
Communication cards
Plug-in card
Multi-protocol card Communication using Suconet K, SUCOM-A and more than 40 ZB4-601-1F1 1 off
other communication protocols 210546
Electrically isolated and selectable interfaces:
RS232C/RS422/RS485/TTY
Multi-protocol card Communication through Suconet K, SUCOM-A, Siemens MPI, and ~ ZB4-609-1F1
more than 40 other PLC communication protocols 210548
Electrically isolated and selectable interfaces:
RS232C/RS422/RS485/TTY
PROFIBUS-DP Communication via PROFIBUS-DP ZB4-604-1F1
210547
DeviceNet Communication via DeviceNet ZB4-606-1F1
210900
CANopen Communication via CANopen ZB4-607-1F1
267421
Data plug for PROFIBUS-DP and MV4 MPI interface
o Assembly kit without cable
e Pins, 9-pole
- PROFIBUS-DP ZB4-209-DS2 1 off
206982
Connection cable for MV4 units
Length 2 m
With PC, serial printer Configuration, serial printer ZB4-244-PK1 1 off
210549
With PS4-300, PS4-200, PS4-150 SUCOM-A protocol (RS 232C) ZB4-237-KB1
210554
With PS4-300, PS4-200, PS4-150 Suconet-K protocol (RS485) ZB4-231-KB1
200630
With PS416 Suconet-K protocol (RS485) and SUCOM-A protocol (RS485) ZB4-233-KB2
200631
With XC100/200, length 3 m Sucom-A protocol XT-SUB-D/RJ45
262186
Adapter
9-pole SUB-D socket to 9-pol SUB-D socket
- SUCOM-A protocol (RS232C) via MV4 programming interface LT307.512.1 1 off
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