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Grounding Accessories 
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s Avoid ground potential differences.
Metallic Gradient Control Mat

•	 Reduces risk and prevents build-up of dangerous  
potential differences between high-voltage equipment 
or structures and user standing on ground surface

•	 CEC Rule 36-308 compliant

Cat. No.

Copper Ground Wire Size Pipe Size (in.) Copper Tube Size (in.)

max. min. max. min. max. min.

FJ 12 18 11⁄4 3⁄8 11⁄4 1⁄2

For connecting to steel pipe or copper water tube.
Type FJ — Flexible Ground Clamp

Cat. No. Description

Wt./100
Std. pkg.

qty.lb. kg

64663 Mat with Connectors 3,000 1,363 1
64660 Mat without Connectors 2,900 1,318 1
4 ft. x 6 ft. hot-dip galvanized mat is made from 6" x 6" welded mesh, 1⁄4" diameter.  
Silicone bronze connector, bolt, nut and lockwasher.

•	 Accommodates 3⁄8", 1⁄2", 3⁄4", 1" and 11⁄4" pipe sizes

•	 Accommodates 1⁄2", 3⁄4", 1" and 11⁄4" copper water tube sizes

•	 Accommodates copper ground wire #18 through #12

•	 Specially designed “T” bolt

•	 22-gauge soft copper strap with unique locking slots

•	 Hex head nuts may be tightened with standard wrench  
or special telephone company hex head driver




