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System pro M
High performance miniature circuit-breakers
S 220 series

1

No. of rated order details bbnbbnbbnbbnbbn price price weight pack.
poles current 40 16779 1 piece group 1 pc. units

In A type code order code EAN € kg pc.

 0.2 S 221-K   0.2 GHS 221 0001 R0087 31610 6 0.18 10
 0.3 S 221-K   0.3 GHS 221 0001 R0117 31620 5
 0.5 S 221-K   0.5 GHS 221 0001 R0157 31630 4

  0.75 S 221-K   0.75 GHS 221 0001 R0187 31640 3
 1 S 221-K   1 GHS 221 0001 R0217 31650 2
 1.6 S 221-K   1.6 GHS 221 0001 R0257 31660 1

  2 S 221-K   2 GHS 221 0001 R0277 31670 0
  3 S 221-K   3 GHS 221 0001 R0317 31680 9
  4 S 221-K  4 GHS 221 0001 R0337 31690 8

  6 S 221-K   6 GHS 221 0001 R0377 31700 4
  8 S 221-K   8 GHS 221 0001 R0407 31710 3
10 S 221-K 10 GHS 221 0001 R0427 31720 2

16 S 221-K 16 GHS 221 0001 R0467 31730 1
20 S 221-K 20 GHS 221 0001 R0487 31740 0
25 S 221-K 25 GHS 221 0001 R0517 31750 9

32 S 221-K 32 GHS 221 0001 R0537 31760 8
40 S 221-K 40 GHS 221 0001 R0557 31770 7
50 S 221-K 50 GHS 221 0001 R0577 31780 6

63 S 221-K 63 GHS 221 0001 R0607 31790 5

  0.2 S 222-K  0.2 GHS 222 0001 R0087 31800 1 0.36  5
  0.3 S 222-K   0.3 GHS 222 0001 R0117 31810 0
  0.5 S 222-K  0.5 GHS 222 0001 R0157 31820 9

  0.75 S 222-K   0.75 GHS 222 0001 R0187 31830 8
  1 S 222-K   1 GHS 222 0001 R0217 31840 7
  1.6 S 222-K   1.6 GHS 222 0001 R0257 31850 6

  2 S 222-K   2 GHS 222 0001 R0277 31860 5
  3 S 222-K   3 GHS 222 0001 R0317 31870 4
  4 S 222-K   4 GHS 222 0001 R0337 31880 3

  6 S 222-K   6 GHS 222 0001 R0377 31890 2
  8 S 222-K   8 GHS 222 0001 R0407 31900 8
10 S 222-K 10 GHS 222 0001 R0427 31910 7

16 S 222-K 16 GHS 222 0001 R0467 31920 6
20 S 222-K 20 GHS 222 0001 R0487 31930 5
25 S 222-K 25 GHS 222 0001 R0517 31940 4

32 S 222-K 32 GHS 222 0001 R0537 31950 3
40 S 222-K 40 GHS 222 0001 R0557 31960 2
50 S 222-K 50 GHS 222 0001 R0577 31970 1

63 S 222-K 63 GHS 222 0001 R0607 31980 0

  0.2 S 223-K   0.2 GHS 223 0001 R0087 31990 9 0.54  3
  0.3 S 223-K   0.3 GHS 223 0001 R0117 32000 4
  0.5 S 223-K   0.5 GHS 223 0001 R0157 32010 3

  0.75 S 223-K   0.75 GHS 223 0001 R0187 32020 2
  1 S 223-K   1 GHS 223 0001 R0217 32030 1
  1.6 S 223-K   1.6 GHS 223 0001 R0257 32040 0

  2 S 223-K  2 GHS 223 0001 R0277 32050 9
  3 S 223-K  3 GHS 223 0001 R0317 32060 8
  4 S 223-K   4 GHS 223 0001 R0337 32070 7

  6 S 223-K   6 GHS 223 0001 R0377 32080 6
  8 S 223-K   8 GHS 223 0001 R0407 32090 5
10 S 223-K 10 GHS 223 0001 R0427 32100 1

16 S 223-K 16 GHS 223 0001 R0467 32110 0
20 S 223-K 20 GHS 223 0001 R0487 32120 9
25 S 223-K 25 GHS 223 0001 R0517 32130 8

32 S 223-K 32 GHS 223 0001 R0537 32140 7
40 S 223-K 40 GHS 223 0001 R0557 32150 6
50 S 223-K 50 GHS 223 0001 R0577 32160 5

63 S 223-K 63 GHS 223 0001 R0607 32170 4

Auxiliary switch 1 NO + 1 NC, to be fitted by user (convertable in 2 NO or 2 NC)

Auxiliary switch S 220-H 11 GHS 220 1904 R0003 31600 7 0.05 10
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according to DIN VDE 0660
Part 101 for power circuits,
motors, transformers, lamps
and for line protection
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