LIGHT DUTY ANCHORS
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Wall Dog
Scru-Lead
Toggle-Bolt
Strap-Toggle
Zip-Toggle
Poly-Toggle
Pop-Toggle
Bantam Plug
Fluted Plastic

Polly
Legs
Zip-All
Sharkie
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FASTENING INNOVATIONS

NYLON ZIP-IT JR.

CAT.NO. WALL THICKNESS DESCRIPTION STD.BOX_ STD.CTN.
2350 3/8"-5/8" Std. box (no screws) 100 1000
2351 3/8"-5/8" Std. box & No. 6 x 1" screws 100 1000
ZINC ZIP-IT JR.

CAT.NO. WALL THICKNESS DESCRIPTION STD.BOX _ STD.CTN.
23627 3/8"-5/8" Std. box (no screws) 100 1000
23647 3/8"-5/8" Std. box & No. 6 x 1" screws 100 1000
23637 3/8"-5/8" Master ctn. (No screws) 5000
ZIP-IT JR. KITS

STD. CTN.

CAT.NO.

2367

MATERIAL _ DESCRIPTION
50 Anchors, No. 6 x 1" screws and
No. 2 Phillips Driver Bit

STD. BOX

Nylon 1 10

L _.:QF'

Zinc Zip-Toggle®
Hollow Wall Anchor
BASE MATERIAL

Wallboard

SIZE RANGE

Use with No. 6 x 2" screw
ANCHOR MATERIAL

Zamac Alloy

The Zip-Toggle is a hollow gypsum wallboard anchor designed to provide
superior performance without the need to pre-drill larger diameter holes. The
Zip-Toggle is packaged with its own No. 6 x 2" lubricated screw for 3/8" to
5/8" wallboard.

CALNO.  SIZE
2295 Metal Zip-Toggle with screws

SCREWS
No.6x2"

STD.BOX  STD. CTN.
50 250

Poly-Toggle®
Plastic Hollow Wall Anchor
BASE MATERIAL

Wallboard or Solid Masonry

SIZE RANGE

1/8" to 5/8" Wall Thickness
ANCHOR MATERIAL

Plastic

The Poly-Toggle is a screw actuated hollow wall anchor for use in paneling,
wallboard and solid masonry available in 4 sizes to match the most common wall
thicknesses. In solid base materials, the anchor can be used by removing the outer
wings. The performance of this product depends on the integrity of the base
material in which it is installed.

WALL THICKNESS DRILLDIA. _STD.BOX
2302 Mini 18" 5/16" 100 1000
2303 Short 3/8" 5/16" 100 1000
2304 Medium 12" 5/16" 100 1000
2305 Long 5/8" 5/16" 100 1000

ZINC ZIP-TOGGLE * POLY-TOGGLE » POPe TOGGLE
BANTAM e FLUTED PLASTIC ANCHOR
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Pop-Toggle —
Hollow Wall Anchor
BASE MATERIAL W)
Gypsum Wallboard, Plaster, Plywood & some Hollow Masonry C
SIZE RANGE —
Wall thickness from 1/8" to 5/8", No. 6 to No. 10 wood or sheet metal screws
ANCHOR MATERIAL _<
Plastic
>
Pop-Toggle fasteners are hollow wall anchors ideal for static applications =
requiring light duty performance. Installation is easy, needing a pre-drilled A
5/16" diameter hole. The fastener pre-installs without a screw, allowing for easy
placement and removal of the fixture. T
CAT. NO. DESCRIPTION STD. BOX STD. CTN. o
4060 Pop-Toggle Small 100 1000 -
4062 Pop-Toggle Medium 100 1000 w
4064 Pop-Toggle Large 100 1000
Bantam Plug
Plastic Wall Anchor

BASE MATERIAL

Concrete, Block, Brick, Wallboard
SIZE RANGE

No. 6-8 x 3/4" to No. 14-16 x 1-1/2"

ANCHOR MATERIAL
Plastic

The Bantam Plug anchor is a plastic anchor designed for use with lightweight
fixtures with a sheet metal or wood screw.

CAT.NO DRILLDIA.  MIN.DEPTH _ STD.BOX___STD.CTN. _ MSTR.CTN.
7559 6-8 x3/4" 3/16" 3/4" 100 1000 150,000
7569 8-10x7/8" 3/16" 718" 100 1000 150,000
7579 10-12x 1" 114" 1" 100 1000 80,000
7589 14-16 x 1-1/2" 5/16"  1-12" 50 500 40,000

KITS - SLOTTED/PHILLIPS PAN HEAD SHEET METAL SCREWS

CAT.NO. KIT NO. ANCHORSIZE  SCREWSIZE _ MIN.DEPTH _ ANCHOR & SCREWS _STD CTN.
8934 B-8 8-10 No.8x1" 718" 100 10
8936 B-10 10-12 No.10x 1" 1" 100 10
8938 B-12 10-12 No.12x 1" 1" 100 10

100 Anchors and screws plus one drill bit per kit. For additional kits see page 93.

Fluted Plastic Anchor
Plastic Wall Anchor

BASE MATERIAL

Concrete, Block, Brick, Stone
SIZE RANGE

No.4-6 x 1" to No. 14 x 1-1/2"
ANCHOR MATERIAL

Plastic

The Fluted Plastic Anchor is designed for light duty fastening applications with
sheet metal or wood screws. Longitudinal ribs on the anchor body prevent it
from turning during tightening of the screw. This standard plastic screw anchor
comes color-coded by diameter for easy application.

CATNO. SIZE COLOR DRILLDIA.  MIN.DEPTH  STD.BOX STD.CTN.
7500 46x1" White 3/16" 1" 100 1000
7510 10-12x 1" Green 1/4" 1" 100 1000
7515 10-12 x 1-1/4" Green 1/4" 1-1/4" 100 1000
7520 10-12x 1-1/2" Green 174" 112" 100 1000
7530 14x1-172" Blue 516" 1-172" 100 1000






