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Frenquency Insleorstsion Return loss
1000 (MHz) 0.25(dB max) 16(dB min)
Materials Specifications
No | Qty Desc Material Notes Product Family
1 1 Body See chart for plating |Die-Cast, #-32 UNEF Plating Plating
Type Item Body Contacts
2 2 Dielectric Clear/White
A 200-050 Nickel Silver
3 1 Contacts 2-Contact Points B 200-051 Gold Gold
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