n Gatamount’

NOTES:

. MATERIAL: NYLON 6,6

. FLAMMABILITY: UL94V-2
. OPERATING TEMPERATURE RANGE: -40°F [-40°C) TO 185°F [85°C]
. MINIMUM TENSILE RATING: 18 LBS [80 NI
. MAXIMUM WIRE BUNDLE: .625 [18,88]
INSTALLATION TOOL/SETTING: ERGS0/1-3

CATALOG NUMBER TIE COLOR STRIPE COLOR
L-4-18-1/0-+ BLACK
L-4-18-1/10-3 WHITE
L-4-18-1/2-¢ RED
L-4-18-1/4-¢ YELLOW
L-4-18-1/1-+ PURPLE
L-4-18-3/0-» BLACK
L-4-18-3/10-% WHITE
L-4-18-3/2-1 ORANGE RED
L-4-18-3/4-+ YELLOW
L-4-18-3/1-+ PURPLE
L-4-18-5/0-» BLACK
L-4-18-5/10-3 WHITE
L-4-18-5/2-% RED
L-4-18-5/4-+ YELLOW
L-4-18-5/1-+ PURPLE
L-4-18-6/0-» BLACK
L-4-18-6/10-% WHITE
L-4-18-6/2-% RED
L-4-18-6/4-+ YELLOW
L-4-18-6/1-+ PURPLE
L-4-18-8/0-» BLACK
L-4-18-8/10-3 WHITE
L-4-18-8/2-% RED
L-4-18-8/4-+ YELLOW
L-4-18-8/1-+ PURPLE

* = PACKAGING: L = STD PKG (50) M = BULK PKG (1,000)
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