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—
Hanger accessories
Other products available. Contact your regional sales office.

—
01 C704A Offset 
J-hook
Sizes 11⁄22 in. through 
3 in. IPS
—
02 M732H I-beam 
with eye nut
MSS SP69 Type 28
—
03 M732/M732 
Ext I-beam clamp 
with swing nut
Sizes 33⁄88 in. through 
77⁄88 in. Rod
MSS SP69 Type 30

—
04 C736 Light welded 
steel bracket
Max. load 750 lb
MSS SP69 type 31
—
05 C739M Medium 
welded steel bracket
Max. load 1,500 lb
MSS SP69 type 32
—
06 C739H Heavy 
welded steel bracket
Max. load 3,000 lb
MSS SP69 type 33

—
07 M750 Side 
beam bracket
Sizes 33⁄88 in. through 
77⁄88 in. rod
MSS SP69 type 34
—
08 C785A Pipe 
stanchion saddle
Sizes 4 in. through 
36 in. IPS
MSS SP69 type 37
—
09 C786 Adj. pipe 
saddle support
Sizes 211⁄22 in. through 
36 in. IPS
MSS SP69 type 38

—
10 C789 Steel 
pipe covering 
protection saddle
MSS SP69 type 39
—
11 C790 Insulation 
protection shield 
for PVC-coated pipe 
lines and insulated 
copper tubing
Sizes 33⁄44 in. through 
12 in. IPS
MSS SP69 type 40

—
12 RC729A Single 
pipe roll
Sizes 1 in. through 
24 in. IPS
MSS SP69 type 41
—
13 C729 Adj. 
roller hanger
Sizes 1 in. through 
20 in. IPS
MSS SP69 type 43
—
14 S730C Pipe 
roll + base
MSS SP69 type 44

—
15 S730D Adj. 
pipe roll & base
MSS SP69 type 46
—
16 C769 Top 
I-beam clamp
Sizes 33⁄44 in. through 
77⁄88 in. rod
MSS SP69 type 25
—
17 C755 T/C757 T 
Center I-beam clamp
MSS SP69 type 21

—
18 C780 Weld 
attachment as shown 
or inverted less bolt
MSS SP69 type 22
—
19 M778 Top 
beam C-clamp
Sizes 33⁄88 in. through 
33⁄44 in. rod
MSS SP69 type 19
—
20 M777 Junior top 
beam C-clamp
Sizes 33⁄88 in. through 
11⁄2 2 in. rod
MSS SP69 type 18
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