BLACKBURN/COLOR-KEYED/HOMAC TOOLS, DIES AND KITS

Cutting dies and other tools

Cable slicing die sets

« Cut copper and aluminum insulated cable sizes
from #8 AWG through 500 kcmil

« Produce clean, squared-end cut which eliminates
extra trimming of conductor strands

BY55 40CS

Cat no. Maximum cable size (AWG or kcmil) Tools Pkg. qty.
BY55 2/0 TBM6H, TBM6PCR-LI 1
40CS 4/0 TBM14M, 13100A and TBM14CR-LI 1
156CS 500 TBM15l and TBM15CR-LI 1

21649 cable bender

Cat no. Description Pkg. qty.
21649 Bender for cable up to 750 kcmil 1

CTR-1 C-tap removal tool

Cat no. Description Pkg. qty.

CTR-1 C-tap removal tool 1

Type WW wire bristle brush

« Removes oxides from conductor surfaces

« Easy-grip handle with guard to prevent

rubber-glove puncture

Replaceable long-life brushes can be rotated

« Handle and guard coated with durable,
non-conductive plastic for safety

Cat no. Description Pkg. qty.
WWB1 Complete brush with handle 1
WRB1 Brush replacement 1

Allen wrench

The compact, dependable tool for turning a screw.
« Enables you to keep a steady grip while turning

« Matches the most popular screw sizes

« Available for %16 in. and 3z in. hex screws

« PVC-dipped handle

Cat no. For hex screw size (in.)
WA 516 /16
WA 38 ¥






