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Phase barriers

Type {4 pes ‘6 pes

i Part number i Part number
PB height 25mm/0.98in {KXTCPB25-3 {KXTCPB25-4
PB height 100mm/3.94in ‘KXTCPB100-3 ‘KXTCPB100-4
PB height 200mm/7.87in {KXTCPB200-3 {KXTCPB200-4
Terminals
Type 3 pcs 4 pes 6 pcs 8 pcs

Part number Part number Part number Part number
F Front terminals KXT4F-3PC KXT4F-4PC KXT4F-6PC KXT4F-8PC
EF Extended front terminals {KXT4EF-3PC {KXT4EF-4PC {KXT4EF-6PC {KXT4EF-8PC
ES Extended spread terminals {KXT4ES-3PC {KXT4ES-4PC {KXT4ES-6PC {KXT4ES-8PC

FC CuAl Terminals for CuAl cables 100A,
14-1/0 AWG, 1x2.5...50mm?"

“KXT4CUALI-3PC

“KXT4CUALT-4PC

‘KXT4CUALI-6PC

‘KXT4CUALI-8PC

FC CuAl Terminals for CuAl cables w/Control Tap 100A,
14-1/0 AWG, 1x2.5...50mm>2V@

KXT4CUAL1C-3PC

KXT4CUAL1C-4PC

FC CuAl Terminals for CuAl cables 225A,
4 AWG -300 kemil, 1x35...150mm?"

KXT4CUAL2-3PC

KXT4CUAL2-4PC

KXT4CUAL2-6PC

KXT4CUAL2-8PC

FC CuAl Terminals for CuAl cables w/Control Tap 225A,
4 AWG -300 kemil, 1x35...150mm&1@

KXT4CUAL2C-3PC

KXT4CUAL2C-4PC

FC CuAl Terminals for CuAl cables 250A,
250-350 kemil, 1x120...185mm?>"@

KXT4CUAL3-3PC

KXT4CUAL3-4PC

KXT4CUAL3-6PC

KXT4CUAL3-8PC

FC Cu Terminals for Cu cables 250A,

10-250 AWG, 146.. 185 KXT4CU-3PC KXT4CU-4PC KXT4CU-6PC KXT4CU-8PC
FC Cu Terminals for Cu cables, XT4X to 150A,

141/0 AWG, Tx2.5..50mme0 KXT4XCU-3PC ~ iKXT4XCU-4PC - -

MC Multi cable terminals for Cu cables, : ) : . : . : )
6x12-2 AWG, 6x2.5... 3517 (KXTAMC-3PC  (KXTAMC-4PC  (KXT4MC-GPC  KXT4MC-8PC
R Rear adjustable terminals® {KXT4ER-3PC {KXT4ER-4PC {KXT4ER-6PC {KXT4ER-8PC

FB Flexibar terminals®®

{KXT4EFB-3PC

{KXT4EFB-4PC

{KXT4EFB-6PC

{KXT4EFB-8PC

(INot available for XT4 X up to 150A.
@Consult ABB for availability.

©For use with the XT4 X version up to 150A only. Note: XT4X from 175-250A uses the standard 250A CU lug.

“IEC rated only.
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