Tmax T ranges
T5-T6 Accessories

Motor operators

Standard stored energy motor operators

Control voltage type 15 76
Part number Part number
24Vde {KT5M8 {KT6M8
48...60V ac/dc KT5M7 KT6M?7
MOE 110...125V ac/dc KT5M4 KT6M4
380Vac KT5M3 KT6M3
220...250V ac/dc (KT5M2 ‘KT6M2

Stored energy motor operators with Modbus communication (IEC only)

Control voltage type 15 16

iPart number iPart number
24Vde {KT5M8-E {KT6M8-E
48...60V ac/dc KT5M7-E KT6M7-E
110...125V ac/dc KT5M4-E KT6M4-E
380Vac KT5M3-E KT6M3-E
220...250V ac/dc {KT5M2-E ‘KT6M2-E

Rotary and flange handles

Breaker mounted rotary handle

Handle type 15 6

iPart number iPart number
Rotary handle for Fixed / Plug-in version breakers {KT5RH {KT6RH
Rotary handle for Withdrawable version breakers ‘KT5RHW ‘KT6RHW

KT5RH

Door mounted rotary handle, shaft and mechanism

Type 15 T6

Part number Part number
Mechanism {KT5VD-M {KT6VD-M
NEMA 1 square handle KT5VD-H KT6VD-H
Shaft for NEMA 1 square handle KT5VD-S KT5VD-S
NEMA 1, 3R, 12 pistol handle (black) OHB125J10B 0OHB125J10B
NEMA 4, 4X pistol handle OHB125L10B OHB125L10B

KT3VD-M + KT3VD-S + KT3VD-H Shaft for NEMA 1, 3R, 12 pistol handle :0XP10X500 :0XP10X500

OHB pistol type handle
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