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Mechanical

TYPE K-AG1

ALUMINUM NEUTRAL BAR

These aluminum neutral bars are dual rated 
for copper and aluminum conductors, and 
are manufactured from high strength 6061-T6 
aluminum alloy and are electro tin plated to provide 
low contact resistance and protection against 
corrosion.

Catalog 
Number Fig. Wire Range 

Aluminum or Copper
Total Number 

of Holes
Total Number 

of Circuits
Mount Hole 
Locations Height Width Length

K2P4CAG1 1 14 - 4 3 2 2 0.44 0.31 1.09

K3P4CAG1 1 14 - 4 5 3 1, 5 0.44 0.31 1.67

K9P4CAG1 1 14 - 4 11 9 4, 8 0.44 0.31 3.53

K13P4CAG1 1 14 - 4 15 13 6, 12 0.44 0.31 4.77

K15P4CAG1 1 14 - 4 17 15 6, 14 0.44 0.31 6.01

K5P6C2P1/0CAG1 ♦ 2 14 - 1/0
14 - 6 7 (5) 14 - 6

(2) 14 - 1/0 – 0.62 0.38 2.26

K12P6C3P1/0CAG1 ♦ 2 14 - 1/0
14 - 6 15 (12) 14 - 6

(3) 14 - 1/0 – 0.62 0.38 4.34

K14P6C5P1/0CAG1 ♦ 2 14 - 1/0
14 - 6 19 (14) 14 - 6

(5) 14 - 1/0 – 0.62 0.38 5.77

K16P6C5P1/0CAG1 ♦ 2 14 - 1/0
14 - 6 21 (17) 14 - 6

(4) 14 - 1/0 – 0.62 0.38 6.97

KAG1MTGBRKT 3 – – – – – –

♦  Use (2) KAG1MTGBRKT to mount these neutral bars into enclosure
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Aluminum Neutral Bars for Copper/Aluminum
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