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SUPER DUCT® FITTINGS

PVC Coupling - Solvent Weld

Dimension (in) Part Number Product Code

2 SWC020 029001

2 (long) SWC020L 029009

3 SWC030 029002

3-1/2 SWC035 029003

4 SWC040 029004

5 SWC050 029005

6 SWC060 029006

Polyethylene Coupling – Push Fit

PVC 5° Coupling – Solvent Weld

Dimension (in) Part Number Product Code

2 5ACS20 029041

3 5ACS30 029042

3-1/2 5ACS35 029043

4 5ACS40 029044

5 5ACS50 029045

6 5ACS60 029046 

Polyethylene 5° Coupling – Push Fit

Dimension (in) Part Number Product Code

3 5APF30 029030

3-1/2 5APF35 029502

4 5APF40 029998

5 5APF50 029050

Dimension (in) Part Number Product Code

2 PFC020 029011

3 PFC030 029012

3-1/2 PFC035 029013

4 PFC040 029014

5 PFC050 029015

6 PFC060 029016

SUPER DUCT®  PIPE

CSA Type II

Dimension
(in)

10' L Belled
Product Code Ft/Crate 20' L Belled

Product Code Ft/Crate Weight/100'
(lbs)

2 008220 2,460 08221 4,920 33.7

3 008230 1,120 08231 2,240 61.2

3-1/2 008235 810 08236 1,620 77.3

4 008240 630 08241 1,260 99.2

5 008250 430 08251 860 159.6

6 008260 280 08261 560 195.6

CSA Type II Split Duct

Dimension (in) Product Code Ft/Crate Weight/100' (lbs)

2 008222 2,460 33.7

3 008232 1,120 61.2

3-1/2 008237 810 77.3

4 008242 630 99.2

5 008252 430 159.6

6 008262 280 195.6

Super Duct Dimensions in Inches

Duct Diameter Minimum ID Nominal Wall Average OD

2 2.001 .082 2.250

3 3.000 .097 3.250

3-1/2 3.480 .109 3.730

4 3.941 .120 4.216

5 4.974 .153 5.299

6 5.896 .180 6.275

Super Duct Dimensions in Millimetres

Duct Diameter Minimum ID Nominal Wall Average OD

50 50.83 2.08 57.15

75 76.20 2.46 82.55

90 88.39 2.77 94.74

100 100.10 3.05 107.09

125 126.34 3.89 134.60

150 149.76 4.57 159.39


