Safety Switches
Cross References for SE and ID switches

Indoor — Type 1

Ampere
Rating

| VBII Cross Reference

240 Volt Fusible

2-Pole, 2-Fuse, Service Entrance and Solid Neutral

System Catalogue Number

General Duty

[ 30 SE221 GFC221N
60 SE222 GFC222N
100 SE223 GFC223N
200 SE224 GFC224N

3-Pole, 3-Fuse, Service Entrance and Solid Neutral

Lol 30 SE321 GFC321N
% % % 60 SE322 GFC322N
100 SE323 GFC323N - -
200 SE324 GFG324N SE Switch ID Switch
Indoor — Type 1 Type 12 Industrial Type 4/4X Stainless
Ampere VBII Cross VBII Cross
System Rating | Catalogue Number | Reference Catalogue Number | Reference Catalogue Number | VBII Cross Reference
Fusible Heavy Duty
2-Pole, 2-Fuse and Solid Neutral 240 Volt / 250 Volt DC
L 30 — — 121D221 HFC221J + HNC612 41D221 HFC221S + HNC612
60 — — 121D222 HFC222J + HNC623 41D222 HFC222S + HNC623
100 — - 121D223 HFC223J + HNC623 41D223 HFC223S + HNC623
200 — - 121D224 HFC224J + HNC64 41D224 HFC224S + HNC64
400 ID225 HFC225N 121D225 HFC325J + HNC656 — -
600 ID226 HFC226N 121D226 HFC326J + HNC656 — —
3-Pole, 3-Fuse 240 Volt / 250 Volt DC
30 ID321 HFC321N® 12ID321 HFC321J% 4iD321 HFC321S + HNC6122
Lol 60 ID322 HFC322N® 121D322 HFC322J% 41D322 HFC322S + HNC623?
100 D323 HFC323N® 121D323 HFC323J9 41D323 HFC323S + HNC623?
200 D324 HFC324N® 121D324 HFC324J9 41D324 HFC324S + HNC64%
400 D425 HFC325N® 121D425 HFC325J9 — —
600 D426 HFC326N® 121D426 HFC326J% — —
Indoor — Type 1 Type 12 Industrial Type 4/4X Stainless Type 12 with Receptacle Type 4/4X with Receptacle
Ampere| Catalogue | VBII Cross | Catalogue | VBIl Cross | Catalogue | VBII Cross | Catalogue VBII Cross Catalogue | VBII Cross
System [Rating | Number Reference | Number Reference Number Reference Number Reference Number Reference
Fusible Heavy Duty
3-Pole, 3-Fuse 480 Volt AC / 600 Volt AC / 250 Volt DC
30 ID361 HFC361 12ID361 HFC361JW 41D361 HFC361SW 12ID361W HF361JCHW | 4ID361W HF361SCHW
[ 60 D362 HFC362 12I1D362 HFC362JW 41D362 HFC362SW 121D362W HF362JCHW | 4ID362W HF362SCHW
100 |ID363 HFC363 12ID363 HFC363JW 4|1D363 HFC363SW 12I1D363W HF363JCHW — —
200 |ID364 HFC364 121D364 HFC364JW 41D364 HFC364SW - - — —
400 |ID365 HFC365 12I1D365 HFC365JW — — — — — —
600 |1D366 HFC366 121D366 HFC366JW — — — — — —
Non-Fusible Heavy Duty
3-Pole, 3-Fuse 480 Volt AC / 600 Volt AC / 250 Volt DC
30 ID361NF HNFC361 12ID361NF | HNFC361JW | 4ID361NF HNFC361SW | 12ID361NFW | HNF361JCHW |4ID361NFW | HNF361SCHW
L, 60 ID362NF HNFC362 12ID362NF | HNFC362JW | 4ID362NF HNFC362SW | 12ID362NFW | HNF362JCHW | 4ID362NFW | HNF362SCHW
100 |[ID363NF HNFC363 12ID363NF | HNFC363JW | 4ID363NF HNFC363SW | 12ID363NFW [ HNF363JCHW | — -
200 |ID364NF HNFC364 12ID364NF | HNFC364JW | 4ID364NF HNFC364SW | — — — —
400 |[ID365NF HNFC365 12ID365NF | HNFC365JW | — — — — — —
600 |ID366NF HNFC366 12ID366NF | HNFC366J2 | — — — — - —

@ Solid neutral factory installed.

@ No viewing window.
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