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Electronic Fluorescent Ballasts

T12 Electronic Ballasts
Due to energy efficiency requirements, certain T12 magnetic ballasts are no 
longer available. Converting existing T12 systems to T12 electronic ballasts 
offers the simplest retrofit solution, with up to 30 % energy savings!
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F40T12
120 RS 62806¹ E240T12RS120/N 75 74 0.88 0.62 a a

120-277 RS 62807¹ E240T12RS120-277/N 75 74 0.88 0.62 a a

347 PRS 10291 E240T12PRS347/N 75 70 0.86 0.20 a

F96T12
120 IS 10301 E296T12IS120/N 75 133 0.86 1.12 a a a

120-277 IS 61430 E296T12IS120-277/N 75 133 0.86 1.12 a a a

347 IS 10302 E296T12IS347/N 75 138 0.91 0.40 a a a
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F96T12HO
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F48T12HO 120 PRS 10332 E260T12PRS120/N/HO 75 106 0.85 0.89 a a a

F96T12HO
120 RS 61119 E296T12RS120/N/HO/AS 75 195 0.89 1.65 a a

347 PRS 59658 E296T12PRS347/N/HO 75 193 0.85 0.56 a a
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IS= Instant Start      RS=Rapid Start      PRS=Program Rapid Start

IS= Instant Start      TS= Trigger Start      RS=Rapid Start

¹ Cannot be sold in Ontario as per provincial regulations on energy efficiency of lighting products.


