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E-Lume LED PAR lamps have a similar look to traditional halogens 
with their aluminum heat sink and glass diffuser. They are wet location 
rated which allows them to be installed everywhere. With a choice of 
colour temperatures and beam angles, these lamps are the perfect 
solution when replacing your traditional lamps. Completely dimmable, 
they allow you to create any desired ambiance. 

Halogen lamp design
With an aluminum heat sink and a quality glass lens, 
this LED lamp looks just like a traditional PAR lamp.

Many options to choose from
 ▪ 2 700 K or 3 000 K colour temperature
 ▪ 25° or 40° beam angle

Suitable for all occasion
Entirely dimmable, this LED PAR lamp allows 
you to create any desired mood.

LED PAR Lamps
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Order  
code

Description Watts 
  

(W)

Base Volts 
 

(VAC)

Colour 
temp. 

(K)

CRI Average  
life¹
(hrs)

Initial  
lumens² 

(lm)

Beam 
angle 

(º)

CBCP

(cd)

Traditional
equivalent

(W)

Dimmable³

(Yes/No)

Case 
qty

PAR20
MOL  = 3 5/32 in. (80 mm)     Dia.  = 2 ¹⁵⁄₃₂ in. (63 mm)

64904 LED/P20/S2/7W/30K/25D/ELUME 7 E26 120 3 000 82 25 000 544 25 1 200 50 Y 1/20

64905 LED/P20/S2/7W/30K/40D/ELUME 7 E26 120 3 000 81 25 000 575 40 600 50 Y 1/20

64912 LED/P20/S2/7W/40K/40D/ELUME 7 E26 120 4 000 85 25 000 558 40 650 50 Y 1/20

PAR30SN
MOL  = 3 17⁄32 in. (90 mm)          Dia.  = 3 ³⁄₄ in. (95 mm)

64906* LED/P30S/S2/10W/30K/25D/ELUME 10 E26 120 3 000 82 25 000 948 25 2 150 60 Y 1/15

64907* LED/P30S/S2/10W/30K/40D/ELUME 10 E26 120 3 000 81 25 000 879 40 1 000 60 Y 1/15

64913* LED/P30S/S2/10W/40K/40D/ELUME 10 E26 120 4 000 85 25 000 889 40 1 020 60 Y 1/15

PAR30LN
MOL  = 4 21⁄32 in. (118 mm)      Dia.  = 3 ³⁄₄ in. (95 mm)

64908* LED/P30L/S2/10W/30K/25D/ELUME 10 E26 120 3 000 82 25 000 891 25 2 150 60 Y 1/15

64909* LED/P30L/S2/10W/30K/40D/ELUME 10 E26 120 3 000 81 25 000 852 40 1 000 60 Y 1/15

64914* LED/P30L/S2/10W/40K/40D/ELUME 10 E26 120 4 000 84 25 000 833 40 1 020 60 Y 1/15

PAR38
MOL  = 5 3⁄16 in. (132 mm)        Dia.  = 4 13⁄16 in. (122 mm)

64910 LED/P38/S2/15W/30K/40D/ELUME 15 E26 120 3 000 82 25 000 1 226 40 1 550 90 Y 1/15

64911 LED/P38/S2/15W/40K/40D/ELUME 15 E26 120 4 000 85 25 000 1 325 40 1 600 90 Y 1/15

COMPLIANTDIMMABLE

Hg
NO

MERCURY
1 Life rating based on L70 lumen depreciation design criteria. Average life of lamps that have been approved for ENERGY STAR early submission or complete submission can vary. ENERGY STAR early submission dictates that manufacturers 
can only claim 25 000 hour life with 3 000 hour actual life test data, 6 000 hour LM-80 data and in-situ temperature measurements. Once a product has been fully qualified, manufacturers may increase the lifetime of a product by 
demonstrating full compliance with the ENERGY STAR criteria at the new lifetime with Lumen Maintenance at the minimum required test period.
2 Typical lumens +/- 10%
3 For a complete list of compatible dimmers and ENERGY STAR qualified products, please visit www.standardpro.com

YEARS

WARRANTY

3
WET

P20 P30SN P30LN P38 

* Available soon


