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T&B aluminum cable tray is composed of two distinct systems H-Style and U-Style.
These systems are  not interchangeable.  Pick one system and stay with it through
your project / installation.  (Don’t mix H and U style components on the same job.)

Covers – Straight Cover Number Selection
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— Tray covers are available for all classes of tray.  They should be installed where falling objects 
may damage cables or where vertical tray run is accessible by pedestrian or vehicular traffic.
Cover mounting hardware must be ordered separately.

Tray Covers

— These covers provide maximum mechanical
protection for cables with limited heat build 
up. Solid covers are available with or 
without flange.
Flanged covers have d" flange.
Cover mounting hardware must be 
ordered separately.

Solid Covers

— This design offers excellent mechanical 
protection while allowing heat produced by 
cables to dissipate.
Cover mounting hardware must be 
ordered separately.

Ventilated Flanged Covers

— Peaked covers offer mechanical protection 
reduce pooling of liquids on the cover and 
accumulation of snow or ice. 
Peaked covers have 15° rise. 
Covers greater than 12" wide available in 
72" and 3m lengths only. 
Fittings covers are not available in 
Peaked Flanged.
Cover mounting hardware must be 
ordered separately.

Peaked Flanged Covers



© 2003 Thomas & Betts Corporation. Specifications are subject to change without notice. www.tnb.com H71

T&B aluminum cable tray is composed of two distinct systems H-Style and U-Style.
These systems are  not interchangeable.  Pick one system and stay with it through
your project / installation.  (Don’t mix H and U style components on the same job.)

Covers – Straight Cover Number Selection
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Straight Cover Number Selection
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Material

ABW • Aluminum
Accessory

Length

72 • (72”)

144 • (12ft)

3m

Cover Type

SNC • Solid Non-Flanged Cover

SFC • Solid Flanged Cover

VFC • Ventilated Flanged Cover

*PFC • Peaked Flanged Cover

Width

06 • (6")
09 • (9")
12 • (12")
18 • (18")
24 • (24")
30 • (30")
36 • (36")
42 • (42")

Cover Series

1 • For tray series: AU04, AU14, AH04, AH14
2 • For tray series: AU24, AU36, AU44, AU54

AU25, AU35, AU45, AU16, AU26, AH24,
AH36, AH44, AH54, AH25, AH35, AH45,
AH16, AH26

3 • For tray series: AU36, AU46, AU56, AU66
AU27, AU37, AH36, AH46, AH56, AH66
AH27, AH37

* Peaked covers greater than 12" wide available in 72" and 3m lengths only.




