
TC5363X

Framing channel clamp. Channel size: 1.5
and 1.625.

General
Type: Mounting Bases for Heavy-Duty Applications
Application: Quick and easy to install on existing metal framing channel
Color: Black
T&B UPC: 78621071568
T&B Status: M
Material: Nylon

Dimension Information
Width (in.): 0.30
Width (mm): 7.65
Temperature Range: -40°F to 185°F (-40°C to 85°C)


