
Network Infrastructure for the Enterprise
TM

Order number of pieces required, in multiples of Standard Package Quantity.6

Faceplate

Surface Mount Box

Part Number Description

Std.
Pkg.
Qty.

Std.
Ctn.
Qty.

CFP1IW 1-port classic vertical faceplate, Off White. 1 10

CFP2IW 2-port classic vertical faceplate, Off White. 1 10

CFPE1IWY 1-port executive vertical faceplate with labels, Off White. 1 10

CFPE2IWY 2-port executive vertical faceplate with labels, Off White. 1 10

Part Number Description

Std.
Pkg.
Qty.

Std.
Ctn.
Qty.

CBX1IW-AY 1-port surface mount box, Off White. 1 10

CBX2IW-AY 2-port surface mount box, Off White. 1 10

CBX4IW-AY 4-port surface mount box, Off White. 1 10

CBXF6IW-AY 6-port surface mount box with built-in fiber spool, Off White. 1 10

CBXF12IW-AY 12-port surface mount box with built-in fiber spool, Off White. 1 10

Blank Modules
CMBBL-X Mini-Com™ 1-port blank module, Black. 10 50

CMBIW-X Mini-Com™ 1-port blank module, Off White. 10 50

Contact Panduit Customer Service for other colours.

CFP2IW

CBX2IW-AY

CMBIW-X

Fibre Optic Cable – Indoor/Outdoor

Part Number Description UOM MOQ
FLKRX06 6-fibre OM3 10 GbE multimode riser all-dielectric cable with tight 

buffered fibres.
Metre 1000

FLKRX12 12-fibre OM3 10 GbE multimode riser all-dielectric cable with tight 
buffered fibres.

Metre 1000

FLKRX24 24-fibre OM3 10 GbE multimode riser all-dielectric cable with tight 
buffered fibres.

Metre 1000

FLKR906 6-fibre OS2 singlemode riser all-dielectric cable with tight 
buffered fibres.

Metre 1000

FLKR912 12-fibre OS2 singlemode riser all-dielectric cable with tight 
buffered fibres. 

Metre 1000

FLKR924 14-fibre OS2 singlemode riser all-dielectric cable with tight 
buffered fibres. 

Metre 1000

Patch Cord Bands

Part Number Description

Std.
Pkg.
Qty.

Std. 
Ctn.
Qty.

PCBAND**-Q Patch cord band, snap on. 25 25

PCBAND**-Q

Replace ** with BL(Black), RD (Red), OR (Orange), YL (Yellow), GR (Green), BU (Blue), or VL (Violet).


