
Full cone 
V3037W-WH: White
V3037TW-WH: White w/ Torsion Springs

Aperture: 5-3/4”
Outer Diameter: 7-5/8”

VuLite Housing: Lamp Wattage/Type 
V6ICW, V6ICNW, V6ICRW: 40W A19, 75W PAR30/PAR30L,  
65W BR30, 75W BR40, 90W PAR38
V6TCW, V6TCRW: 60W A19, 75W PAR30/PAR30L, 85W BR30,  
120W BR40, 150W PAR38
Juno Compatible Housing: Lamp Wattage/Type 
IC22, IC22R, IC23: 40W A19, 75W PAR30/PAR30L, 65W BR30, 
90W BR40, 90W PAR38
IC2: 60W A19, 75W PAR30/PAR30L, 85W BR30, 100W PAR38 
TC2, TC2R: 60W A19, 75W PAR30/PAR30L, 85W BR30,  
120W BR40, 150W PAR38
ICPL6 Series: 32W max. CFL†  
PL6 Series: 42W max CFL†
†Note: For best performance, 26W is recommended.

6” Line Voltage Housings and Trims

6” Compatible Trims (continued)

Eyeball 
V3029-WH: White 

Outer Diameter: 7-3/4”

VuLite Housing: Lamp Wattage/Type 
V6ICW, V6ICNW, V6ICRW: 65W BR30, 75W PAR30L
V6TCW, V6TCRW: 75W PAR30/PAR30L, 65W BR30
Juno Compatible Housing: Lamp Wattage/Type 
IC22, IC22R, IC23, IC2, TC2, TC2R: 75W PAR30  
w/socket extender, 75W PAR30L, 65W BR30 

stippled Opal Lens shower 
V3020-PW: Plastic White

Outer Diameter: 8”

VuLite Housing: Lamp Wattage/Type 
V6TCW, V6TCRW: 40W A19, 75W PAR30/PAR30L, 65W BR30,  
75W PAR38
(Not for use with V6IC/V6ICR)
Juno Compatible Housing: Lamp Wattage/Type 
TC2, TC2R: 60W A19, 75W PAR30/PAR30L, 65W BR30,  
75W PAR38  

stippled Opal Lens shower  
with Reflector 
V3040N-PW: Plastic White

Outer Diameter: 8”

VuLite Housing: Lamp Wattage/Type 
V6ICW, V6ICNW, V6ICRW: 34W A19, 35W PAR30
V6TCW, V6TCRW: 75W A19
Juno Compatible Housing: Lamp Wattage/Type 
IC2, IC22, IC22R, IC23: 40W A19  
TC2, TC2R: 75W A19 
ICPL6/PL6 Series: 13W max. CFL

drop Opal Lens shower 
with Reflector 
V3041-PW: Plastic White

Outer Diameter: 8”

VuLite Housing: Lamp Wattage/Type 
V6ICW, V6ICNW, V6ICRW: 40W A19
V6TCW, V6TCRW: 100W A19
Juno Compatible Housing: Lamp Wattage/Type 
IC22, IC22R, IC23: 40W A19
IC2: 60W A19 
TC2, TC2R: 100W A19 
ICPL6/PL6 Series: 26W max. CFL

Open Frame 
V3050-WH: White

Aperture: 3-7/8”
Outer Diameter: 8”

VuLite Housing: Lamp Wattage/Type 
V6ICW, V6ICRW, V6TCW, V6TCRW: 65W BR30

Patent Pending

VuLite IC housings meet IECC Energy Code requirements per STM E283.  
Air-Loc® rated trims are pre-gasketed for minimum air leakage with IC housings.
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