
Wallplate quick reference guide

Power outlet

Standard size Mid-size Oversize

Gang Thermoset Nylon
Stainless  
steel Chrome Thermoset Polycarbonate Screwless

Stainless  
steel Thermoset

Stainless  
steel

1-1.40" Hole 2131__ 5131__ 93091 — — PJ7__ — — 2731__ 93891

1-1.59" Hole — — 93111 — — PJ720__ — — — —

1-2.15" Hole — — 93221 39CH 2068__ PJ724__ — — — —

2-2.15" Hole 2168__ — 93227 68 — PJ703__ — — — —

Combination

Standard size Mid-size Oversize

Gang Thermoset Nylon
Stainless  
steel Brass Thermoset Polycarbonate

Stainless  
steel Thermoset

Toggle & duplex receptacle 2138__ 5138__ 93532 94532 2038__ PJ18__ 93932 2148__

Toggle & decorator 2153__ 5153__ 93432 94432 2053__ PJ126__ 93937 —

Toggle & blank — 5171__ — — — PJ113__ — —

Duplex receptacle & blank — 5170__ — — — PJ138__ — —

Duplex receptacle & decorator 2157__ — — — — PJ826__ — —

*Note: See pages C-9 – C-24 for full specifications and available color options. 
Compliances, specifications and availability are subject to change without notice.

Color ordering information:
A (Almond), B (Brown), BK (Black), BL (Blue), GY (Gray), LA (Light Almond), RD (Red), V (Ivory), W (White), Brass, Stainless Steel, BB (Brushed Bronze)

A B BK BL GY LA RD V W

(Almond) (Brown) (Black) (Blue) (Gray) (Lt. Almond) (Red) (Ivory) (White) (Brass) (Stainless Steel) (Brushed Bronze)

BB

Standard size Mid-size

Gang Thermoset Nylon Stainless steel Polycarbonate

2 Toggles & duplex receptacle 2158__ 5158__ 93543 PJ28__

2 Toggles & decorator 2173__ — 93443 PJ226__

Size options

2.75" (69.85mm)

Oversize

Mid-size

Standard

5.25" 
(133.4mm)

4.50" 
(114.3mm)

4.88" 
(123.8mm)

3.13" (79.4mm)

3.50" (88.9mm)
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