


MJS5-60B Joystick

MJS5-60B

Extended Product Type MJS5-60B

Product ID 1SFA611705R6006

EAN 7320500375730

Catalog Description MJS5-60B Joystick

Long Description Modular Joystick - 4-Pos Maintained - Joystick - Black - Non-illuminated - Chrome metal - No contact block

—
General Information

7320500375730EAN

1 pieceMinimum Order Quantity

85369001Customs Tariff Number

Ordering
—

0.048 mProduct Net Width

0.043 mProduct Net Height

0.097 mProduct Net Depth / Length

0.088 kgProduct Net Weight

Dimensions
—

Operation -25 ... +70 °CAmbient Air Temperature

Following EU Directive 2002/95/EC August 18, 2005 and amendmentRoHS Status

Environmental
—

JoystickActuator Type

Chrome MetalBezel Material

No contact blockBlock

BlackColor

Front IP69K  
Terminals IP20

Degree of Protection

MaintainedFunction

Non-illuminatedIllumination

0.5 millionMechanical Durability

MJS5Product Main Type

Additional Information
—



JoystickProduct Name

ModularProduct Range

MJSProduct Type

0635 4RoHS Date

4-positionSub-Function

1SFC151005C0201Data Sheet, Technical Information

1SFA1-83Declaration of Conformity - CE

1SFC151010D0201Environmental Information

1SFC151005C0201Instructions and Manuals

1SFC151011D0203RoHS Information

Certificates and Declarations (Document Number)
—

EC002024 - Accessories for control circuit devicesETIM 4

EC000632 - Control switch, JoystickETIM 5

EC000632 - Control switch, JoystickETIM 6

EC000632 - Control switch, JoystickETIM 7

SObject Classification Code

Classifications
—

Low Voltage Products and Systems  → Control Products  → Pilot Devices  → Modular Plastic Range

Categories
—

2MJS5-60B


