Screwdrivers, Nut Drivers and Accessories

Cushion-Grip Screwdrivers EhE St

Meets or exceeds applicable ASME / ANSI specifications tip orientation

Heat-treated, premium chrome-
plated shank for smooth feel
and corrosion resistance
Precision-machined
tip for exact fit

=~ MADE IN
Integral flanges inside handle provide Cushion-Grip handle allows for
solid, twist-resistant blade anchor greater torque and comfort ‘

Color-Coded Cushion-Grip Screwdrivers

Includes core Cushion-Grip screwdriver features plus:
Color-coded handle ends for quick and easy identification
TORX® tip drive cuts slippage, saves fasteners and transmits more

torque to the work O 0

Cat. Tip Shank  Shank Color  Overall Weight Cat. No. Set Contains Weight
Type Type Length Code Length 19555 TORX® Cushion-Grip Screwdriver Set 5-Piece 121

660  #0Square-Recess Round  4'(101.6mm) Yellow  7.75"(196.9 mm)  0.20 Ib (0.09 kg) (0.5kg)
661  #1 Square-Recess Round (101 6mm) Green  7.75'(196.9mm) 0.201b (0.09 kg) Cat. No. Description
662  #2 Square-Recess Round  4'(101.6 mm) Red 8.25'(209.6 mm)  0.301b (0.14 kg) 19542 T15 TORX® Screwdriver, Round Shank, Cushion Grip
663  #3 Square-Recess Round  4'(101.6mm) Black  8.25"(209.6 mm)  0.30 b (0.14 kg) 19543 T20 TORX® Screwdriver, Round Shank, Cushion Grip
665  #1Square-Recess Round  8'(2032mm) Green  11.75'(298.5mm) 0.30 b (0.14 kg) 19544 T25 TORX® Screwdriver Round Shank, Cushion Grip
666  #2 Square-Recess Round  8'(203.2mm) Red 12.25" (311.2mm) 0.401b (0.18 kg) 19545 T27 TORX® Screwdriver, Round Shank, Cushion Grip
667  #3Square-Recess Round  8'(2032mm) Black  12.25'(311.2mm) 0.401b (0.18 kg) 19546 T30 TORX® Screwdriver, Round Shank, Cushion Grip
668 #1Square-Recess Round 1.5 (38.1mm) Green 3438 (87.3mm) 0.151b (0.07 ko)
19542 T15TORX® Round  4"(101.6 mm) Vellow  8.313"(211.2mm) 0.20 b (0.09 kg) 85664 4 Piece Square Recess Screwdriver Set 151b
19543 720 TORX® Round  4'(101.6mm) Green  8.313'(211.2mm) 0.251b (0.11 kg) (0.7kg)
19544 725 TORX® Round  4'(101.6mm) Blue  8.313'(211.2mm) 0.251b (0.11 kg) Cat. No. Description
19545 727 TORX® Round  4'(101.6mm) Brown 8.313'(211.2mm) 0.251b (0.11 kg) 660 #0 Square Recess Screwdriver 4' Shank
19546 T30 TORX® Round  4'(101.6 mm) Red 8.313" (211.2mm) 0.251b (0.11 kg) 661 Screwdriver, #1 Square Recess Tip, 4' Shank
TORX® s a registered trademark of Acument Intellectual Properties, LLC. 662 #2 Square Screwdriver with 4' Round Shank
663 #3 Square Recess Screwdriver, 4" Round Shank
Miniature Screwdrivers I = ,
a Py 608-6
w
G Ty Stk Stark  Owall  oig
Type Type  Length Length 85484 Wini Cushion-Grip Screwdriver Set 4 Piece 0.141b
604-3  #0 Phillips Round 3" (76.2mm)  5.75'(146.1mm) 0.6 0z (17 g) (0.06 kg)
606-2  1/16"(1.59 mm) Keystone  Round 2" (50.8 mm)  4.75'(120.7mm) 050z (14 g) Cat. Description
607-3  3/32" (2.4 mm) Cabinet Round  3'(76.2mm) 575" (146.1mm) 0.60z(17q) No.
6074  3/32"(2.4mm)Cabinet  Round 4'(1016mm) 6.75' (1715mm) 0.60z(17¢) 604-3  #0 Philips Mini Screwdriver, 3', Cushion Grip
6082 1/8' (3.2 mm) Cabinet Round  2'(508mm) 475'(1207mm) 050z(14q) 606-2 116" Keystone Tip Mini Screwdriver, 2
608-3 /8“ (3.2 mm) Cabinet Round  3'(762mm) 575 (1461 mm) 0.60z(17q) 607-3  Mini Screwdriver, 3/32° Cabinet Tip, 3'
608-4  1/8' (3.2 mm) Cabinet Round  4'(1016mm) 675 (1715mm) 080z (23¢) 608-3 Mini Screwdriver, 1/8" Gabinet, 3" Shank
608-6 1/8“ (3.2 mm) Cabinet Round  6'(152.4mm) 8.75"(222.3mm) 0.80z(23 )
608-8 1/8” (3.2 mm) Cabinet Round  8'(203.2mm) 10.75"(273.1mm) 0.80z(23q)
608-10  1/8" (3.2 mm) Cabinet Round 10" (254.0 mm) 12.75"(323.9 mm) 0.8 0z (23 q)
50 See page 297 for additional information on warnings.
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Screwdrivers, Nut Drivers and Accessories

Cushion-Grip Screwdrivers .

Set Contains
8 Piece Cushion-Grip Screwdriver Set

Weight
1.71h (0.8 kg)

Cat. No. Description

1/4" Screwdriver Heavy Duty Square Shank

5/16" Keystone Tip Screwdriver, 6" Length

5/16" Cabinet Tip Screwdriver 1-1/2"

3/16" Cabinet Tip Screwdriver 3'

#1 Phillips Screwdriver, 3' Round Shank

Stubby Screwdriver, #2 Phillips, 1-1/2" Shank

600-4

Cushion-Grip Screwdrivers 602:6
Includes core Cushion-Grip screwdriver features plus: 600-1
Narrow cabinet-tip permits blade access where space is limited 601-3
Precision machined combo-tip designed for combination head screws ggg?
Precision machined Phillips tip provides a more consistent geometric symmetry 6034

than conventional Phillips screwdrivers to accurately fit and torque without slippage

#2 Phillips Screwdriver 4' Round Shank

Heavy-duty square shank and hex bolster allows wrench-assisted turning 603-6 #3 Phllips Screwdriver & Round Shank .
Bolster reinforces shank for hard use Cat. No. _Set Contains Weight
85076 7 Piece Cushion-Grip Screwdriver Set 1510 (0.7 kg)
Cat. No. Description
— 600-4 1/4" Screwdriver Heavy Duty Square Shank
601-6 602-6 5/16" Keystone Tip Screwdriver, 6" Length
601-3 3/16" Cabinet Tip Screwdriver 3"
601-6 3/16" Cabinet Tip Screwdriver 6"
-_— 41_’ 605-4 1/4" Cabinet Tip Screwdriver 4' Shank
600-4 603-3 #1 Phillips Screwdriver, 3' Round Shank
603-4 #2 Phillips Screwdriver 4' Round Shank
.ii Cat. No. Set Contains Weight
-600_1 1 S a o 8074 Screwdriver Set, CU-ShI(?n Grip, 6-Piece 1.51b (0.7 kg)
w \ v 4 Cat. No. Description
Cat - PTeT—— Overall — 600-4 1/4" Screwdriver Heavy Duty Square Shank
No.  Type Type  Length Length “ gg?g ZQ 2 Eez.smﬁ.scgewmggr 6";0 Stank
G001 6/16'(7.9 mm) Cabinel_Round_15'(881 mm)_3.438' @1.8mm) 160246 R Phi”aip'sngcre'@ drf;‘:v Sr““;f(:un e
601-3  3/16' (48 mm) Cabinet Round  3'(76.2mm)  6.75'(1715mm)  1.6.0z(450) 6034 #2 Phillps Screwdriver & Round Shank
601-4  3/16' (4.8 mm) Cabinet Round 4" (101.6 mm) 7.75'(196.9mm) 2.4 0z (68 q) 603-6 #3 Phillips Screwdriver 6" Round Shank
601-6  3/16' (4.8 mm) Cabinet Round 6" (1524 mm) 9.75'(247.7mm) 2.4 0z (68 g) Cat. No. Set Contains Weight
601-8  3/16"(4.8 mm) Cabingt Round  §'(2032mm) 11.75"(298.5mm) 3.2 0z (919) 85075 Cushion-Grip Screwdriver Set, 5-Piece 1.31b (0.6 kg)
601-10  3/16" (4.8 mm) Cabinet Round 10" (254.0mm) 13.75' (3493 mm) 3.2 0z (91 ) Cat. No. Description
7314 #1 Combo Round  4"(101.6 mm) 8.344" (211.9mm)  4.80z (136 ¢) 602-6 5/16" Keystone Tip Screwdriver, 6" Length
7324 #2 Combo Round ~ 4'(101.6mm) 8.344"(211.9mm) 480z (136¢) 6004 1/4" Screwdriver Heavy Duty Square Shank
603-1  #2Phillips Round 1.5 (38.1mm) 3438 (87.3mm) 160z (450) 6016 3/16" Cabinet Tip Screwdriver 6
6033 #1 Philips Rond  3'(762mm) 675 (1715mm) 2402 (68) 6056 1/4'Cabinet Tip Screwdrver, Heavy Duty, 6
— ; : 603-4 #2 Phillips Screwdriver 4' Round Shank
603-4  #2 thll!ps Round 4" (101.6 mm) 8.25'(209.6 mm)  4.00z(113¢9) Cat. No. Set Contains Weight
603-6 _ #3 Philips Round _ 6"(1524mm) 11 (2794mm) 560z (159g) 85105 4 Piece Cushion-Grip Screwdriver Set 151b (0.7 kg)
603-7  #2 Phillips Round 7' (177.8mm) 11.313"(287.4mm) 4.8 0z (136 g) Cat. No. Description
603-10  #2 Phillips Round 10" (254.0mm) 14.313"(363.6 mm) 5.6 0z (159 g) 6006 5/16' Keystone Screwdriver 6 SQ Shank
Heavy Duty 600-4  1/4" Screwdriver Heavy Duty Square Shank
6054  1/4"(64mm)Cabinet  Round  4'(101.6mm) 834" (2119 mm) 400z (113 ) 601-6  3/16" Cabinet Tip Screwdriver 6
605-6  1/4' (6.4 mm) Cabinet ~ Round  6'(152.4mm) 10.344"(262.7 mm) 4.8 0z (136 9) 603-4 #2 Phillips Screwdriver 4" Round Shank
605-8  1/4' (6.4 mm) Cabinet ~ Round  8'(203.2mm) 12.344"(313.5mm) 4.80z (136 g) Cat. No. Set Contains Weight
605-10  1/4'(6.4mm) Cabinet ~ Round 10" (254.0mm) 14.344'(364.3mm) 5.6 0z (159 g) 85071 Stubby Screwdriver Set, Cushion Grip, 2-Piece 0.301b (014 kg)
Heavy Duty with Bolster Cat. No. Description
600-4  1/4" (6.4 mm)Keystone Square  4'(101.6mm) 8.344'(211.9mm) 4.00z(113¢) 600-1  5/16" Cabinet Tip Screwdriver 1-1/2°
600-6  5/16' (7.9 mm) Keystone Square 6 (1524 mm) 10.938' (277.8mm) 6.4 0z (181g) 6031 Stubby Screwdriver, #2 Philips, 1-1/2: Shank
600-8  3/8'(9.52 mm) Keystone Square 8" (203.2mm) 13.438' (341.3mm) 10.4 0z (295 g) Cat. No. Set Conam : Weight
600-12 112 (12.7 mm) Keystone Square 12 (3048 mm) 17438 (4429 mm) 1280z (3639) ol g‘;’:b‘;;‘p D;':iﬁ?;;'in“ 150 (07kg)
A LS IIBIR R i Al 7314 # Combo-Tip Drver, & Fixed Blade
602-3  7/32' (5.6 mm) Keystone Round ~ 3'(76.2mm)  6.75"(171.5mm) 240z (68 g) 7324 #2 Combo Tip Driver, ' Fixed Blade
6024  1/4"(6.4mm)Keystone Round  4'(101.6mm) 834" (211.9mm)  4.00z (113 ) Cat. No. Set Contains Weight
602-6  5/16' (7.9 mm) Keystone Round  6'(152.4 mm) 10.938" (277.8 mm) 5.6 0z (159 g) 85072 Long Blade Screwdriver Set, 10", 2-Piece 0.701h (0.32 kg)
6028 3/8"(9.52 mm) Keystone Round ~ 8'(2032mm) 13.438" (341.3mm) 8.8 0z(249 ) Cat. No. Description
602-10  3/8"(9.52 mm) Keystone Round 10" (254.0 mm) 15.438" (392.1 mm) 9.6 0z (272 q) 603-10  #2 Phillips Screwdriver 10" Round Shank
602-12  3/8"(9.52 mm) Keystone Round 12" (304.8 mm) 17.438" (4429 mm) 10.4 0z (295 g) 605-10  1/4" Cabinet Tip Screwdriver, 10" Shank

See page 297 for additional information on warnings.
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Screwdrivers, Nut Drivers and Accessories

Cushion-Grip Screwdrivers

Demolition Screwdrivers

Includes core Cushion-Grip screwdriver features plus:
Engineered, manufactured and tested for prying, chiseling and punching

Plated metal strike cap to protect handle from hammer blows 602-70D
Heat treated metal shaft runs complete length of handle to metal strike
cap to transfer metal strike force
e A
w
Cat. Tip Shank  Shank Overall Weight Cat. No.  Set Contains Weight
No. _ Type Typs _Length Length 32008 Demoltion Driver Set 0701
602-4DD  1/4" (6.4 mm) Cabinet Round  4'(101.6mm)  9'(228.6 mm) 590z (167 g) (0.32 kg)
602-7DD 516" (7.9 mm) Keystone  Round 7' (177.8 mm)  12.375"(314.3 mm) 9.0 0z (255 g) Cat. No. Description
6034DD  #2 Phillips Round 4" (101.6mm)  9'(228.6 mm) 590z (167 g) 602-4DD  1/4" Keystone Demolition Driver, 4' Shank

6034DD #2 Phillips Demolition Driver, 4" Shank

Electronics Screwdrivers - f —c g

Includes core Gushion-Grip screwdriver features plus:

Rotating cap for optimum and precise control o146
e = Cat. No. Set Contains Weight
85614 5 Piece Electronics Screwdriver Set 0.801b

Cat. Tip Shank  Shank Overall Weight (0.36 kg)

No. Type Type  Length Length Cat. No. Description

613-3  #0 Phillips Round 3" (76.2 mm) 6.5' (165.1 mm) 080z(239) 614-2 1/16" Slotted Electronics Screwdriver, 2"

614-2  1/16"(1.59 mm) Cabinet ~ Round 2" (50.8 mm) 55" (139.7 mm) 080z(239) 614-3 3/32" Slotted Electronics Screwdriver, 3'

614-3  3/32" (2.4 mm) Cabinet Round  3'(76.2 mm) 6.5' (165.1 mm) 0.80z(239) 614-4 1/8" Cahinet Electronics Screwdriver, 4'

614-4  1/8" (3.2 mm) Cabinet Round  4'(101.6 mm)  7.5'(190.5 mm) 080z(239) 614-6 1/8" Cabinet Electronics Screwdriver, 6'

614-6  1/8" (3.2 mm) Cabinet Round  6'(1524mm)  9.5'(241.3 mm) 080z(239) 613-3 #0 Phillips Electronics Screwdriver, 3"

Coated Screwdrivers . o~ ‘
Includes core Cushion-Grip screwdriver features plus: e i

Plastic coated for circuit protection only. NOT INSULATED

Special plastic coating resists cutting, cracking and chipping 620-4
Thin coating permits use in confined areas a
w

Cat. No. Tip Type Shank Type Shank Length Overall Length Weight

620-3 3/16" (4.8 mm) Cabinet Round 3'(76.2 mm) 6.75" (171.5mm) 240z (68 )

620-4 1/4" (6.4 mm) Cabinet Round 4"(101.6 mm) 8.344" (211.9 mm) 3.20z(91¢)

620-6 5/16" (7.9 mm) Cabinet Round 6" (152.4 mm) 10.938" (277.8 mm) 6.4 0z (181 g)

620-8 3/8" (9.52 mm) Cabinet Round 8" (203.2 mm) 13.438" (341.3 mm) 960z (272 ¢)

621-6 3/16" (4.8 mm) Cabinet Round 6" (152.4 mm) 9.75" (247.7 mm) 320z (91¢)

621-8 3/16" (4.8 mm) Cabinet Round 8" (203.2 mm) 11.75" (298.5 mm) 320z (91¢)

2-in-1 Rapi-Driv®
Interchangeable bit holder allows quick switching between tip styles
and works with other standard size bits
Crank-action handle allows you to spin screws fast with one hand
Blast finish bit provides firm grip on fasteners to reduce cam out

+ I
w
Cat. No.  Phillips Bits  Slotted Bits  Shank Length  Handle Color  Overall Length Weight

67100 #2 3/16" (4.8 mm) 6" (152.4 mm)  Black 9.75' (247.7mm)  0.261b (0.12 kg)

52 See page 297 for additional information on warnings.
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