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SURE-TITE™ DRY  LOCATION “CONTRACTOR PREFERRED” CONNECTORS
KEY FEATURES
GM Lighting’s Sure-Tite™ connectors ensures a tight,  clear electrical connection for  many of our GM Lighting LED Flexi-
ble Linear Tape products.  It’s like a splice box for your LED tape!
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Left: 90° Tape to Tape
Connector

Middle:  Tape to Tape 
Connector

Right:  60” Tape to Tape /
Tape to Power Connector

Product Description Amps Voltage

STC-1 TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

STC-90 90° TAPE TO TAPE CONNECTOR 6W MAX. 12/24V

STLK-60 60” TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

STW-60 60” TAPE TO POWER CONNECTOR 6A MAX. 12/24V

STW-CO TAPE TO POWER SUPPLY CONNECTOR ONLY (NO WIRE) 6A MAX. 12/24V

ESTC-1 TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

ESTC-90 90° TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

ESTLK-60 60” TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

ESTW-60 60” TAPE TO POWER SUPPLY CONNECTOR 6A MAX. 12/24V

DSTC-1 TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

DSTLK-60 60” TAPE TO TAPE CONNECTOR 6A MAX. 12/24V

DSTW-60 60” TAPE TO POWER CONNECTOR 6A MAX. 12/24V




