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Steel City 5 Square™ boxes
Telecommunication boxes

Cat. No. Volume (Cu. in.) Bracket Knockouts Std. Ctn.

21/8 in. deep, cable management posts

82181T-1-114 64 – 4 sides: (1) 1 in. and (1) 11/4 in.; back: (1) 1/2 in. 20

82181T-1234-1 64 – 4 sides: (1) 1/2 in., (1) 3/4 in. and (1) 1 in.; back: (1) 1/2 in. 20

82181T-1 64 – 4 sides: (2) 1 in.; back: (1) 1/2 in. 20

82181T-1-114-CV 64 CV 3 sides: (1) 1 in. and (1) 11/4 in.; back: (1) 1/2 in. 20

82181T-1234-1-CV 64 CV 3 sides: (1) 1/2 in., (1) 3/4 in. and (1) 1 in.; back: (1) 1/2 in. 20

82181T-1-CV 64 CV 3 sides: (2) 1 in.; back: (1) 1/2 in. 20

82181T-1-114-CV

82181T-1-114 82181T-1234-1 82181T-1

82181T-1234-1-CV 82181T-1-CV

Note: Use on Class 2 and Class 3 remote control, signaling and power-limited circuits only.

STEEL CIT Y  5 SQUARE BOXES – TELECOMMUNIC ATION BOXES
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Steel City 5 Square boxes
Device covers

82C-1G-0

82C-1G-1-1/4

82C-2G-5/8

82C-1G-1/4

82C-1G-1-1/2

82C-2G-3/4

82C-1G-5/8

82C-2G-0

82C-2G-1-1/4

82C-1G-1/2

82C-1G-2

82C-2G-1

82C-1G-3/4

82C-2G-1/4

82C-2G-1-1/2

82C-1G-1

82C-2G-1/2

82C-2G-2

Cat. No. Raised (in.) Volume (Cu. in.) Std. Ctn.

Single gang

82C-1G-0 Flat – 20

82C-1G-1/4 1/4 1.5 20

82C-1G-1/2 1/2 3.5 20

82C-1G-5/8 5/8 4.3 20

82C-1G-3/4 3/4 5.3 20

82C-1G-1 1 6.8 20

82C-1G-1-1/4 11/4 8.5 20

82C-1G-1-1/2 11/2 10.5 20

82C-1G-2 2 14.0 20

Double gang

82C-2G-0 Flat – 20

82C-2G-1/4 1/4 3.0 20

82C-2G-1/2 1/2 6.3 20

82C-2G-5/8 5/8 7.8 20

82C-2G-3/4 3/4 9.5 20

82C-2G-1 1 12.8 20

82C-2G-1-1/4 11/4 17.0 20

82C-2G-1-1/2 11/2 20.0 20

82C-2G-2 2 26.0 20
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Steel City 5 Square boxes
Fire signal boxes and adapters

Cat. No. Raised (in.) Volume (Cu. in.) Std. Ctn.

5 Square to 4 in. square box adapters

82-52E-0 Flat – 20

82-52E-1/4 1/4 3.5 20

82-52E-1/2 1/2 7.2 20

82-52E-5/8 5/8 9.1 20

82-52E-3/4 3/4 10.8 20

82-52E-1 1 14.7 20

82-52E-1-1/4 11/4 18.0 20

82-52E-1-1/2 11/2 21.0 20

Cat. No.
Volume 
(Cu. in.) Bracket Red Knockouts

Std.  
Ctn.

Fire signal boxes — 27/8 in.deep

82181-12-1 67 — — 4 sides: (1) 1/2 in. and (2) 1 in.; back: (3) 1/2 in. and (2) 3/4 in. 20

82181-1234 67 — — 4 sides: (1) 1/2 in. and (2) 1/2 in. / 3/4 in.; back: (3) 1/2 in. and (2) 1/2 in. / 3/4 in. 20

82181-1234-1 67 — — 4 sides: (1) 1/2 in., (1) 1/2 in. / 3/4 in. and (1) 1 in.; back: (3) 1/2 in. and (2) 3/4 in. 20

82181-1234-RD* 67 — Yes 4 sides: (1) 1/2 in. and (2) 1/2 in. / 3/4 in.; back: (3) 1/2 in. and (2) 1/2 in. / 3/4 in. 20

82181-12-1-CV 67 CV — 3 sides: (1) 1/2 in. and (2) 1 in.; back: (3) 1/2 in. and (2) 3/4 in. 20

82181-1234-CV  67 CV — 3 sides: (1) 1/2 in. and (2) 1/2 in. / 3/4 in.; back: (3) 1/2 in. and (2) 1/2 in. / 3/4 in. 20

82181-1234-1-CV 67 CV — 3 sides: (1) 1/2 in., (1) 1/2 in. / 3/4 in. and (1) 1 in.; back: (3) 1/2 in. and (2) 3/4 in. 20

82181-1234-CVRD* 67 CV Yes 3 sides: (1) 1/2 in., (1) 1/2 in. / 3/4 in. and (1) 1 in.; back: (3) 1/2 in. and (2) 3/4 in. 20

82181-12-1

82-52E-0

82-52E-1

82181-12-1-CV

82181-1234-1

82-52E-1/2

82-52E-1-1/4

82181-1234-1-CV

82181-1234

82-52E-1/4

82-52E-5/8

82181-1234-CV

82181-1234-RD

82-52E-3/4

82-52E-1-1/2

82181-1234-CVRD

Note: Use on Class 2 and Class 3 remote control, signaling and power-limited circuits only.

STEEL CIT Y  5 SQUARE BOXES – FIRE SIGNAL BOXES AND ADAPTERS
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Steel City 5 Square boxes
Blank covers and box accessories

Cat. No. Red Std. Ctn.

5 Square Blank covers

82C-1 – 20

82C-1-RD Yes 20

82C-1

H16S-82-3

H24S-82-4

82C-1-RD

FSS-82

Cat. No. Description Std. Ctn.

5 Square Box accessories

H16S-82-3 Support bracket for 5 Square 4 in. and 4 11/16 in. boxes; 16 in. stud centers 20

H24S-82-4 Support bracket for 5 Square 4 in. and 4 11/16 in. boxes; 24 in. stud centers 20

FSS-82 Far-side support 20




