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The FLIR ACCDPS262 16+1 Port PoE+ Switch (802.3at) centralizes power 
distribution for up to 16 Power Over Ethernet (PoE) compatible Network 
Cameras. Connect up to 16 cameras rated PoE class 3 (12.95W Max.) or up 
to 8 cameras rated PoE+ class 4 (25.5W Max.) or a combination totaling up 
to 220W.

CENTRALIZED POWER DISTRIBUTION
Easy all-in-one PoE switch

• 1 Gigabit rated RJ45/SFP port for fast device/network connection

• High speed transmission of IP surveillance data

• 220W total PoE power budget (up to 30.8W per port)

• Convenient Real-time PoE usage LED indicators
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Ordering Information
ACCDPS262B: 8-41430-01616-8

Package Dimensions
21.8 x 11.6 x 3.4” /
553 x 294 x 86mm
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Specifications  
Ports 16x 10/100Base-TX RJ-45 Auto-MDI/MDI-X ports              

1x 10/100/1000Base-T RJ-45 Auto-MDI/MDI-X port            
1x 1000Base-X SFP interface, shared with port 17

PoE Standard IEEE 802.3af / 802.3at
PoE Power Output 30.8 watts with 51V DC output ability (maximum)
Total Power Output 220 watts across ports 1~16
PoE Class Class 0/1/2/3/4
Standard Compliance IEEE 802.3 Ethernet 

IEEE 802.3u Fast Ethernet 
IEEE 802.3ab Gigabit Ethernet 

IEEE 802.3x Full-duplex flow control 
IEEE 802.3af Power over Ethernet 

IEEE 802.3at Power over Ethernet Plus
Operating Humidity 5 ~ 95% (non-condensing)
Operating Temperature 32º ~ 122ºF / 0º ~ 50ºC
Power Input 100~240V AC, 50/60Hz, 3.5A
Dimensions (W x D x H) 17.36 × 8.20 × 1.73” / 440mm × 208 × 44mm
Weight 5.8lbs / 2.6kg
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