
8+1 Port High-Speed PoE+ Switch

The FLIR ACCDPS282B 8+1 Port High Power PoE Switch centralizes power 
distribution for up to 8 Power Over Ethernet (PoE) IP Cameras and it’s 
compatible with Power over Ethernet+ (PoE+; class 4). You can connect up 
to 8 cameras rated PoE class 3 (15W) or up to 4 cameras rated PoE+ class 
4 (30W). PoE connection simplifies installation by eliminating the need for 
dedicated electrical outlets per IP Camera.

CENTRALIZED POWER DISTRIBUTION
Easy all-in-one PoE connection

• Centralizes power distribution for up to 8 Power Over Ethernet (PoE) IP 
Cameras (IEEE 802.3af compliant, Class 0/1/2/3/4)

• Easy all-in-one PoE connection eliminates the need for dedicated electrical 
outlets per IP Camera

• Supports high speed transmission of IP surveillance data

• 120W total PoE power budget (up to 30W per port)
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Ordering Information
ACCDPS282B:  8-41430-01214-6

Package Dimensions
 16 x 9 x 2.75” /
 406 x 229 x 70mm
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Specifications  
Ports 8x 10/100Base-TX RJ-45 Auto-MDI/MDI-X ports 

1x 10/100/1000Base-T RJ-45 Auto-MDI/MDI-X 
ports

PoE Standard IEEE 802.3af / 802.3at PoE / PSE
PoE Power Output Per Port 56V DC, Max. 30 watts
Total Power Output 120 watts across ports 1~8
PoE Class Class 0/1/2/3/4
Standard Compliance IEEE 802.3 Ethernet 

IEEE 802.3u Fast Ethernet 
IEEE 802.3ab Gigabit Ethernet 

IEEE 802.3x Flow control 
IEEE 802.3af Power over Ethernet 

IEEE 802.3at Power over Ethernet Plus
Operating Humidity 5 ~ 95% (non-condensing)
Operating Temperature 32º ~ 122ºF / 0º ~ 50ºC
Power Input 100~240V AC, 50/60Hz, 2.5A max.
Dimensions (W x D x H) 11” x 7.1” x 1.7” 

280 x 180 x 43mm (W x D x H) 
1U height

Weight 1.7kg / 3.75lbs.


