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ALUMINUM POWER DISTRIBUTION BLOCKS

CATALOG
NUMBER

RUN TAP AMP 
RATING 

PER POLE

BLOCK 
SIZE*WIRE 

RANGE
OPENINGS 
PER POLE

HEX 
SIZE

WIRE 
RANGE

OPENINGS 
PER POLE

HEX 
SIZE L W H 

ADB-11-2-1 2 - 14 Slot 2 - 14 Slot 115 S 2.90 1.04 2.34

ADB-11-2/0-1 2/0 - 14 3/16 2/0 - 14 3/16 175 S 2.90 1.04 2.34

ADB-11-250-1 250 kcmil - 6 5/16 250 kcmil - 6 5/16 310 M 4.00 1.71 2.62

ADB-11-350-1 350 kcmil - 6 3/8 350 kcmil - 6 3/8 310 M 4.00 1.71 2.62

ADB-11-500-1 500 kcmil - 4 3/8 500 kcmil - 4 3/8 380 M 4.00 1.71 2.62

ADB-22-2/0-1 2/0 - 14 3/16 2/0 - 14 3/16 350 S 2.90 1.04 3.25

ADB-22-350-1 350 kcmil - 6 3/8 350 kcmil  - 6 3/8 620 L 5.50 2.90 3.25

ADB-22-500-1 500 kcmil - 4 3/8 500 kcmil - 4 3/8 760 L 5.50 2.90 3.25

NOTE: All wire sizes unless noted otherwise are American Wire Gauge (AWG)

ALUMINUM SPLICER/ REDUCER BLOCK 
CLEAR INSULATING COVERS

CATALOG NUMBER BLOCK SIZE

CS Small (S) 

CM Medium (M) 

CL Large (L) 

Type ADB (continued)
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