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C22 I B E RV I LLE  CO M M ER C I A L G R A D E FIT TI N G S

Cat. no.
Max. flex. 

conduit dia. (in.)
Hole 

size (in.)

One-hole double-sided strap (galvanized steel)

CI7538* 1.05 33⁄1616

*Any combination of 33⁄88 in., 11⁄22 in. and 33⁄44 in. EMT, rigid conduit, flexible conduit or teck cables

Cat. no.

Trade size (in.) Clamping range (in.)

EMT Flex. Min. Max.

EMT / flex couplings (zinc alloy)

CI5153 11⁄22 33⁄88 0.17 0.63

CI5154 11⁄22 11⁄22 0.75 0.95

Cat. no.
Trade size 

(in.)
Max. EMT dia. 

 (in.)
Hole size 

 (in.)

One-hole EMT straps (galvanized steel)

CI1304 11⁄22 0.71 11⁄44

CI1306 33⁄44 0.92 11⁄44

CI1308 1 1.16 55⁄1616

CI1310 111⁄44 1.51 77⁄1616

CI1312 111⁄22 1.74 77⁄1616

CI1316 2 2.20 99⁄1616

Two-hole EMT straps (galvanized steel)

CI1404 11⁄22 0.71 33⁄1616

CI1406 33⁄44 0.92 33⁄1616

CI1408 1 1.16 33⁄1616

CI1410 111⁄44 1.51 11⁄44

CI1412 111⁄22 1.74 11⁄44

CI1416 2 2.20 33⁄88

CI1520 211⁄22 2.88 33⁄88

CI1524 3 3.50 33⁄88

CI1528 311⁄22 4.00 11⁄22

CI1532 4 4.50 11⁄22

CI1520 / CI1532

CI1304 / CI1316

CI1404 / CI1416

CI5154CI5153

CI7538

—
EMT
Accessories
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Headline starts here

C23

Cat. no.

Trade size (in.)

EMT Rigid

Conduit hangers – steel (with nuts and bolts)

CICH-0404 11⁄22 11⁄22

CICH-0606 33⁄44 33⁄44

CICH-0808 1 1

CICH-0010 111⁄44 –

CICH-1012 111⁄22 111⁄44

CICH-1200 – 111⁄22

CICH-1616 2 2

CICH-2020 211⁄22 211⁄22

CICH-2424 3 3

CICH-2828 311⁄22 311⁄22

CICH-3232 * 4 4

* Not CSA certified

Cat. no.

Trade 
size

 (in.)

Jaw 
opening

 (in.)

Tap base 
and  

back

 
Dimensions (in.)

A B C

Beam clamps (malleable iron)

500-SC 11⁄4 4 NC 1515⁄1616 11⁄44-20 1 111⁄44 177⁄1616

501 55⁄16 16 NC 77⁄88 55⁄1616-18 199⁄1616 199⁄1616 11111⁄1616

502 33⁄8 8 NC 1 33⁄88-16 2 177⁄88 133⁄44

503-SC 11⁄2 2 NC 1 11⁄22-13 211⁄22 233⁄88 233⁄88

CICH-0404 / CICH-3232

500-SC / 503-SC

—
EMT
Accessories

EMT ACCE SSO R I E S

C

B

A

Jaw 
open ing
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C24 I B E RV I LLE  CO M M ER C I A L G R A D E FIT TI N G S

Cat. no.
Trade 

size (in.)

Dimensions (in.)

A B C

Pull elbows, EMT to box (zinc alloy)

CI5204 11⁄22 155⁄1616 111⁄88 –

CI5206 33⁄44 111⁄22 111⁄44 –

Pull elbows, EMT to EMT (zinc alloy)

CI5304 11⁄22 155⁄1616 155⁄1616 –

CI5306 33⁄44 155⁄88 111⁄44 –

CI5308G 1 11515⁄1616 155⁄88 –

CI5310-G 111⁄44 211⁄44 2 –

EMT conduit fittings – “C” type (cast aluminum)

CICA-1/2 11⁄22 477⁄88 133⁄88 133⁄88

CICA-3/4 33⁄44 599⁄1616 111⁄22 177⁄1616

CICA-1 1 611⁄22 133⁄44 133⁄44

CICA-1-1/4 111⁄44 855⁄88 11515 ⁄1616 211⁄22

CICA-1-1/2 111⁄22 855⁄88 21111 ⁄1616 211⁄22

CICA-2 2 101515⁄1616 3 333⁄1616

EMT conduit fittings – “LB” type (cast aluminum)

CILBA-1/2 11⁄22 455⁄1616 111⁄22 133⁄88

CILBA-3/4 33⁄44 41515⁄1616 177⁄88 199⁄1616

CILBA-1 1 611⁄1616 211⁄1616 11313⁄1616

CILBA-1-1/4 111⁄44 777⁄88 21515 ⁄1616 211⁄22

CILBA-1-1/2 111⁄22 777⁄88 311⁄1616 211⁄22

CILBA-2 2 10 333⁄44 333⁄1616

CILBSA-2-1/2 * 211⁄22 13 733⁄88 411⁄44

CILBSA-3 * 3 13 733⁄88 411⁄44

CILBSA-3-1/2 * 311⁄22 1511⁄44 9 511⁄44

CILBSA-4 * 4 1511⁄44 9 511⁄44

Covers and gaskets are included with all aluminum conduit fittings
Types CICA and CILBA are also suitable for use with rigid conduit (NPSM threads)
* For EMT only, not threaded

CILBA-1/2 / CILBA-2 / 
CILBSA-2-1/2 / CILBSA-4

CICA-1/2 / CICA-2

CI5204 / CI5206 

CI5304 / CI5306 / CI5308-G / CI5310-G 

A C

B

C

B

A

Zinc die cast locknut

-G: with gasket

—
EMT
Pull elbows and conduit fittings


