
applianceappliance TERMINALS

Subject to change without notice

Approvals:

Europa Terminal Strips 
Divisible, Type 6

without wire protection without wire protection 
GW (glow wire)

without wire protection
H (High Height)

Part Number Part Number Part Number Part Number
21.310.0153.0 21.310.0157.0 21.312.0153.0
21.310.0253.0 21.310.0257.0 21.312.0253.0
21.310.0353.0 21.310.0357.0 21.312.0353.0
21.310.0453.0 21.310.0457.0 21.312.0453.0
21.310.0553.0 21.310.0557.0 21.312.0553.0
21.310.0653.0 21.310.0657.0 21.312.0653.0
21.310.0753.0 21.310.0757.0 21.312.0753.0
21.310.0853.0 21.310.0857.0 21.312.0853.0
21.310.0953.0 21.310.0957.0 21.312.0953.0
21.310.1053.0 21.310.1057.0 21.312.1053.0
21.310.1153.0 21.310.1157.0 21.312.1153.0
21.310.1253.0 21.310.1257.0 21.312.1253.0

07.250.1027.0 07.250.1027.0 07.250.1027.0
07.470.1380.0 07.470.1380.0 07.470.1380.0

Box Qty G T Pole
1500 7 – 1
1500 17 10 2
1500 27 20 3
1000 37 30 4

500 47 40 5
500 57 50 6

50 67 60 7
50 77 70 8
50 87 80 9
50 97 90 10

250 107 100 11
250 117 110 12

Jumper 12
Spacer 1000mm

with wire protection with wire protection 
GW (glow wire)

with wire protection 
H (High Height)

Part Number Part Number Part Number Part Number
21.311.0153.0 21.311.0157.0 21.313.0153.0
21.311.0253.0 21.311.0257.0 21.313.0253.0
21.311.0353.0 21.311.0357.0 21.313.0353.0
21.311.0453.0 21.311.0457.0 21.313.0453.0
21.311.0553.0 21.311.0557.0 21.313.0553.0
21.311.0653.0 21.311.0657.0 21.313.0653.0
21.311.0753.0 21.311.0757.0 21.313.0753.0
21.311.0853.0 21.311.0857.0 21.313.0853.0
21.311.0953.0 21.311.0957.0 21.313.0953.0
21.311.1053.0 21.311.1057.0 21.313.1053.0
21.311.1153.0 21.311.1157.0 21.313.1153.0
21.311.1253.0 21.311.1257.0 21.313.1253.0

07.250.1027.0 07.250.1027.0 07.250.1027.0
07.470.1380.0 07.470.1380.0 07.470.1380.0

Box Qty G T Pole
1500 7 – 1
1500 17 10 2
1500 27 20 3
1000 37 30 4

500 47 40 5
500 57 50 6

50 67 60 7
50 77 70 8
50 87 80 9
50 97 90 10

250 107 100 11
250 117 110 12

Jumper 12
Spacer 1000mm

Type 6 E DS
with wire protection

Type 6 E 
without wire protection 

*High Height (H) versions are not CSA approved

*Other pole counts available for jumpers & spacers

IEC 400 V
690 V (H)

24 A 1.0 - 4 mm2

1.0 - 2.5 mm2 (Stranded)

UL 300 V
600 V (With spacer)

20 A (Factory)

15 A (DS)

15 A (H)

22 -12 AWG
22 -14 AWG (DS)

22 -14 AWG (H)

CSA 300 V
600 V (With spacer)

20 A 22 -14 AWG

Wire Strip Length 5.5 mm

Screw Size	 M3

GW (glow wire) parts use a material with higher flame resistance 
according to DIN60335-1.


