
TH141HC‐28‐B/U
Low volt 7day programmable 1 heat/1 cool conventional thermostat

Application Heat/Cool Conventional systems

Dimensions (in.) 4.9 in X 3.8 in. X 1 in.

Dimensions (mm) 127 mm X 97 mm X 26 mm

Used With Aube CT240 Telephone Controller

Comments Packaged in box; Remote input for telephone controller; 3
temperature presets (Comfort, Economy, Vacation)

Item Type Product

Mounting Vertical

Stages 1 Heat/1 Cool

Operating Humidity Range (% RH) 0% to 95%, noncondensing

Supply Voltage 24 Vac

Switch Positions (System) HEATAUTOCOOL

Switch Positions (Fan) AUTOON

Operating Temperature Range (F) 32 F to 122 F

Operating Temperature Range (C) 0 C to 50 C

Sensor Element Thermistor

Differential Temperature (F) ± 1 F

Differential Temperature (C) ±0.5 C

Color White

Switch Type Relay

Programmability 7 Day program

Power Method 2 AA alkaline batteries

Overview
This stylish thermostat features automatic changeover between heating and cooling.

Features

Advanced temperature control ensures total comfort by minimizing temperature swings
Selectable cycles means thermsotat can be optimized to heating system
Automatic chaangeover between heating and cooling
Fan control; selectable ON/AUTO
Convenient programming by removing faceplate from base
Precise LCD shows room temperature in increments of 0.1 C or 0.1 F
Low battery indicator gives 60day warning to replace batteries
Remote input enables change of temperature modes by phone (CT240 controller required)

Product Specifications
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Terminal Designations Rh, W, Rc, Y, G, (X, C, optional remote input)

Changeover Auto or Manual Selectable

Setting Temperature Range (F) 40 F to 85 F heating; 60 F to 105 F cooling

Setting Temperature Range (C) 5 C to 30 C heating; 16 C to 40 C cooling

Cool Current 1.5 A

Heat Current 1.5 A

Fan Current 1,5 A
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