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E21

Letters, numbers and symbols –  
Create easy-to-use custom identification
• Slip tags over carriers or strips (below) and 

attach to your cable  or hose with a variety  
of ABB stainless steel cable ties

Cat. no. Description
Length 

(in./mm)
Width

(in./mm)

Wt. 
per 
100 Pkg.

Stainless steel ID tag

ER010 A 0.45/2.00 0.38/9.65 0.31 100

ER011 B 0.45/2.00 0.38/9.65 0.31 100

ER012 C 0.45/2.00 0.38/9.65 0.31 100

ER013 D 0.45/2.00 0.38/9.65 0.31 100

ER014 E 0.45/2.00 0.38/9.65 0.31 100

ER015 F 0.45/2.00 0.38/9.65 0.31 100

ER016 G 0.45/2.00 0.38/9.65 0.31 100

ER017 H 0.45/2.00 0.38/9.65 0.31 100

ER018 I/1 0.45/2.00 0.38/9.65 0.31 100

ER019 J 0.45/2.00 0.38/9.65 0.31 100

ER020 K 0.45/2.00 0.38/9.65 0.31 100

ER021 L/7 0.45/2.00 0.38/9.65 0.31 100

ER022 M/W 0.45/2.00 0.38/9.65 0.31 100

ER023 N 0.45/2.00 0.38/9.65 0.31 100

ER024 O/0 0.45/2.00 0.38/9.65 0.31 100

ER025 P 0.45/2.00 0.38/9.65 0.31 100

ER026 Q 0.45/2.00 0.38/9.65 0.31 100

ER027 R 0.45/2.00 0.38/9.65 0.31 100

ER028 S 0.45/2.00 0.38/9.65 0.31 100

ER029 T 0.45/2.00 0.38/9.65 0.31 100

ER030 U 0.45/2.00 0.38/9.65 0.31 100

ER031 V 0.45/2.00 0.38/9.65 0.31 100

ER032 W 0.45/2.00 0.38/9.65 0.31 100

ER033 Y 0.45/2.00 0.38/9.65 0.31 100

ER034 Z 0.45/2.00 0.38/9.65 0.31 100

ER018 1/I 0.45/2.00 0.38/9.65 0.31 100

ER037 2 0.45/2.00 0.38/9.65 0.31 100

ER038 3 0.45/2.00 0.38/9.65 0.31 100

ER039 4 0.45/2.00 0.38/9.65 0.31 100

ER040 5 0.45/2.00 0.38/9.65 0.31 100

ER041 6 0.45/2.00 0.38/9.65 0.31 100

ER021 7/L 0.45/2.00 0.38/9.65 0.31 100

ER042 8 0.45/2.00 0.38/9.65 0.31 100

ER041 9 0.45/2.00 0.38/9.65 0.31 100

ER024 O/0 0.45/2.00 0.38/9.65 0.31 100

ER035 Minus/
Hyphen (-)

0.45/2.00 0.38/9.65 0.31 100

ER036 Blank ( ) 0.45/2.00 0.38/9.65 0.31 100

ER046 Plus (+) 0.45/2.00 0.38/9.65 0.31 100

ER047 Earth (  ) 0.45/2.00 0.38/9.65 0.31 100

ER048 Sine (~) 0.45/2.00 0.38/9.65 0.31 100

ER049 Slash (/) 0.45/2.00 0.38/9.65 0.31 100

Character size: .218” Material: .025” 316 stainless steel.

• ID tag kit contains 100 of each letter, number, symbol, carrier 
and strip in a handy carrying case

Cat. no. Description
Length 

(in./mm)
Width

(in./mm)

Wt. 
per 
100 Pkg.

S.S. ID tag strips/carriers

ER043 6-character carrier 3.64/92.46 0.38/9.65 0.73 100

ER044 10-character carrier 5.14/130.56 0.38/9.65 1.25 100

ER045 16-character carrier 7.39/187.71 0.38/9.65 1.47 100

ER060-100 ID tag kit – – – 1

—
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EASY
“A”
ER010

EASY
“B”

ER011

EASY
“C”

ER012

EASY
“D”

ER013

EASY
“E”

ER014

EASY
“F”

ER015

EASY
“G”

ER016

EASY
“H”

ER017

EASY
“I”

ER018

EASY
“J”

ER019

EASY
“K”

ER020

EASY
“L”
ER021

EASY
“M”

ER022

EASY
“N”

ER023

EASY
“O”

ER024

EASY
“P”

ER025

EASY
“Q”

ER026

EASY
“R”

ER027

EASY
“S”

ER028

EASY
“T”

ER029

EASY
“U”

ER030

EASY
“V”

ER031

EASY
“W”
ER022

EASY
“X”

ER032

EASY
“Y”

ER033

EASY
“Z”

ER034

EASY
“-”

ER035

EASY
“BLANK”

ER036

EASY
“+”

ER046

EASY
“-”

ER035

EASY
“   ”

ER047

EASY
“~”

ER048

EASY
“/”

ER049

EASY
“1”
ER018

EASY
“2”

ER037

EASY
“3”

ER038

EASY
“4”

ER039

EASY
“5”

ER040

EASY
“6”

ER041

EASY
“7”

ER021

EASY
“8”

ER042

EASY
“9”

ER041

EASY
“0”

ER024

EASY CARRIER 16
ER045

EASY CARRIER 10
ER044

EASY CARRIER 6
ER043

ID tag kit contains 100 of each letter, number, symbol, carrier and strip in a handy 
carrying case.

—
Stainless steel sleeve markers
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