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WORK GLOVES

DEMOLITION GLOVES WITH SMARTSWIPE™

PERFORMANCE GLOVES WITH SMARTSWIPE™

Model # Description

48-22-8735 Demolition Gloves S

48-22-8731 Demolition Gloves M

48-22-8732 Demolition Gloves L

Model # Description

48-22-8733 Demolition Gloves XL

48-22-8734 Demolition Gloves XXL

Model # Description

48-22-8725 Performance Gloves S

48-22-8721 Performance Gloves M

48-22-8722 Performance Gloves L

48-22-8723 Performance Gloves XL

48-22-8724 Performance Gloves XXL

Model # Description

48-22-8745 Performance Fingerless Gloves S

48-22-8741 Performance Fingerless Gloves M

48-22-8742 Performance Fingerless Gloves L

48-22-8743 Performance Fingerless Gloves XL

48-22-8744 Performance Fingerless Gloves XXL

ARMORTEX® Reinforced 
Thumb, Fingers
and Padded Palm 

Terry Cloth 
Sweat Wipe

Breathable Lining 
& Mesh Backing

TPR Knuckle 
Protection

UP TO 5X LONGER LIFE

Reinforced 
Thumb Seam

Terry Cloth 
Sweat Wipe

Breathable Lining 

High Dexterity 
Finger Tips

Touch Screen Compatible Knuckle

SMARTSWIPE™ 

FREE-FLEX GLOVES WITH SMARTSWIPE™

Model # Description

48-22-8715 Free-Flex Gloves S

48-22-8711 Free-Flex Gloves M

48-22-8712 Free-Flex Gloves L

Model # Description

48-22-8713 Free-Flex Gloves XL

48-22-8714 Free-Flex Gloves XXL

Free-Flex 
Elastic Cuff

Terry Cloth Sweat Wipe

Breathable Lining 

High Dexterity 
Finger Tips

Reinforced 
Thumb Seam

Touch Screen Compatible  
Fingertips, Palm & Knuckle

SMARTSWIPE™

Touch Screen Compatible  
Fingertips, Palm & Knuckle

SMARTSWIPE™

Also Available:

Performance 
Fingerless Gloves 

ULTIMATE DURABILITY.
ALL DAY COMFORT.

ULTIMATE DURABILITY.
ALL DAY COMFORT.

DIPPED GLOVES

CUT LEVEL 1 DIPPED GLOVES WITH SMARTSWIPE™

CUT LEVEL 3 DIPPED GLOVES WITH SMARTSWIPE™

ULTIMATE DURABILITY.
ALL DAY COMFORT.

ULTIMATE DURABILITY.
ALL DAY COMFORT.

ULTIMATE DURABILITY.
ALL DAY COMFORT.

CUT LEVEL 5 DIPPED GLOVES WITH SMARTSWIPE™

Size 1 Pair 12 Pair (Contractor Pack)

S 48-22-8900 48-22-8900B

M 48-22-8901 48-22-8901B

L 48-22-8902 48-22-8902B

Size 1 Pair 12 Pair (Contractor Pack)

XL 48-22-8903 48-22-8903B

XXL 48-22-8904 48-22-8904B

Size 1 Pair 12 Pair (Contractor Pack)

S 48-22-8930 48-22-8930B

M 48-22-8931 48-22-8931B

L 48-22-8932 48-22-8932B

Size 1 Pair 12 Pair (Contractor Pack)

XL 48-22-8933 48-22-8933B

XXL 48-22-8934 48-22-8934B

Size 1 Pair 12 Pair (Contractor Pack)

S 48-22-8950 48-22-8950B

M 48-22-8951 48-22-8951B

L 48-22-8952 48-22-8952B

Size 1 Pair 12 Pair (Contractor Pack)

XL 48-22-8953 48-22-8953B

XXL 48-22-8954 48-22-8954

Double Dipped 
Nitrile Coating  
Best-in-class 
durability

Best-In-Class 
Puncture 
Resistance

Best-In-Class 
Puncture 
Resistance

SMARTSWIPE™  
Touch Screen 
Compatible  
Index Finger

SMARTSWIPE™  
Touch Screen 
Compatible  
Fingertips & Palms

SMARTSWIPE™  
Touch Screen 
Compatible  
Fingertips & Palms

High Dexterity 
Fingertips

Nitrile Coated 
Better grip

Nitrile Web Grip  
Comfort

Breathable 
Backing

Breathable 
Backing

Breathable 
Backing

Color-Coded Bands  
Easy cut rating 
identification 

Color-Coded Bands  
Easy cut rating 
identification 

Color-Coded Bands  
Easy cut rating 
identification 

Nylon/Lycra Liner 
All day comfort

A1
ANSI CUT LEVEL

3121A

EN388

A3
ANSI CUT LEVEL

4343C

EN388

A5
ANSI CUT LEVEL

4X44E

EN388
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A1
ANSI CUT LEVEL

INSULATED WINTER GLOVES

CUT LEVEL 1 INSULATED WINTER GLOVES

CUT LEVEL 3 INSULATED WINTER GLOVES

ULTIMATE WARMTH. 
ALL DAY COMFORT.

ULTIMATE WARMTH. 
ALL DAY COMFORT.

Size 1 Pair 12 Pair (Contractor Pack)

S 48-22-8910 48-22-8910B

M 48-22-8911 48-22-8911B

L 48-22-8912 48-22-8912B

Size 1 Pair 12 Pair (Contractor Pack)

XL 48-22-8913 48-22-8913B

XXL 48-22-8914 48-22-8914B

Size 1 Pair 12 Pair (Contractor Pack)

S 48-22-8920 48-22-8920B

M 48-22-8921 48-22-8921B

L 48-22-8922 48-22-8922B

Size 1 Pair 12 Pair (Contractor Pack)

XL 48-22-8923 48-22-8923B

XXL 48-22-8924 48-22-8924B

Warm Acrylic 
Terry Cloth Liner

Secure  
Dual Liner 

Secure  
Dual Liner 

Breathable 
Backing

Breathable 
Backing

Color-Coded Bands  
Easy cut rating 
identification

Color-Coded Bands  
Easy cut rating 
identification

High Dexterity 
15GA Nylon

3/4 Double 
Dipped Latex

A3
ANSI CUT LEVEL

EN388

1141A

EN511

01X

Warm Acrylic 
Terry Cloth Liner

Double Dipped 
Latex

LANYARDS & ACCESSORIES 

BEST SHOCK 
ABSORPTION

LOCKING TOOL LANYARDS

Individualized Serial Numbers  
Inventory management

Tether Tools When 
Working at Height

BEST SHOCK 
ABSORPTION
QUICK-CONNECT 
LANYARD SYSTEM

Double-Locking 
Carabiner

Integrated Swivel

Color Coded  
Easy weight 
identification

Quick Tool Change Out

Individualized  
Serial Numbers  
Inventory management

QUICK-CONNECT LOCKING TOOL LANYARD SYSTEM

Color Coded  
Easy weight 
identification

Integrated 
Swivel

Double-Locking 
Carabiner

EN511

02X

EN388

2342C

Part # Weight Rating Description

48-22-8810 10 lbs Locking Tool Lanyard

48-22-8811 10 lbs 10 lbs Extended Reach Locking Tool Lanyard

48-22-8815 15 lbs 15 lbs Locking Tool Lanyard

48-22-8850 35 lbs 35 lbs Locking Tool Lanyard

Part # Weight Rating Description

48-22-8820 10 lbs 10 lbs Quick-Connect Locking Tool Lanyard

48-22-8822 5 lbs 3 Pc 5 lbs Quick-Connect Lanyard Accessory

48-22-8823 10 lbs 3 Pc 10 lbs Quick-Connect Lanyard Accessory


