PIPE WRENCHES

PIPE WRENCHES

CHEATER ADAPTABLE PIPE WRENCH

LENGTH
DESIGN

m i MAXIMUM LEVERAGE
- mﬁ GENERAL PURPOSE
- ni TIGHT SPACES

Dual Coil Spring Design
Increased durability and life

OVERBITE JAW ™

Largest Gripping Surface Lanyard Hole

Threaded Fit & Security
48-22-7314 CHEATER Adaptable Pipe Wrench Steel 2-1/2"

10L ALUMINUM PIPE WRENCH WITH POWERLENGTH"HANDLE

BETTER ACCGESS.
MAXIMUM LEVERAGE.

POWERLENGTH™
{ h
E;\ " High Leverage Handle
—2uanuuen
Lanyard Hole

48-22-7313 10L Aluminum Pipe Wrench w/POWERLENGTH™ Handle Aluminum 1-1/2"

LARGEST

GRIP

S”BFAGE

g“g@vﬂ‘ MILWAUKEE

Dual Coil Spring Design
Increased durability and life

Lanyard Hole

OVEBBI TE JAW ™ Ergonomic

Largest Grip Surface Handle
T e P [ e
Capamiy Capacity
48-22-7106 ' 6" Steel Pipe Wrench Steel 48-22-7148 | 48" Steel Pipe Wrench Steel 6"
48-22-7108 | 8" Steel Pipe Wrench 8" Steel 1" 48-22-7160 60" Steel Pipe Wrench 60" Steel 8"
48-22-7110 10" Steel Pipe Wrench 10" Steel 1-1/2" 48-22-7210 | 10" Aluminum Pipe Wrench | 10" Aluminum = 1-1/2"
48-22-7112 | 12" Steel Pipe Wrench 12" Steel 2" 48-22-7212 | 12" Aluminum Pipe Wrench | 12" Aluminum | 2"
48-22-7114 14" Steel Pipe Wrench 14" Steel 2" 48-22-7214 | 14" Aluminum Pipe Wrench | 14" Aluminum 2"
48-22-7118 | 18" Steel Pipe Wrench 18" Steel 2-1/2" 48-22-7218 | 18" Aluminum Pipe Wrench | 18" Aluminum | 2-1/2"
48-22-7124 | 24" Steel Pipe Wrench 24" Steel 3" 48-22-7224 | 24" Aluminum Pipe Wrench | 24" Aluminum | 3"
48-22-7136 | 36" Steel Pipe Wrench 36" Steel 5" 48-22-7236 36" Aluminum Pipe Wrench | 36" Aluminum | 5"

48-22-7248 | 48" Aluminum Pipe Wrench | 48" Aluminum | 6"

Aluminum
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HEX PIPE WRENCH

$MO0TH JAW WON'T
MAR SURFACES

Offset Jaw
Better Access

Lanyard Hole

Secure Grip
Up to 3 points of contact

Smooth Jaws Ergonomic

Handle

48-22-71171 Steel Offset Hex Pipe Wrench Steel 2-5/8"

Protects Chrome Surfaces

STEEL SMOOTH JAW PIPE WRENCH

SMOOTH JAW
PROTECTS SURFACES .

rip

Lanyard Hole

Ergonomic
Smooth Handle
Jaws
48-22-7186 12" Steel Smooth Jaw Pipe Wrench Steel 2-5/8"

Protects Chrome Surfaces

ALUMINUM C HEX PIPE WRENCHES

BETTER ACCESS

Lanyard Hole

e | vmwaee) JUUE TS
Ergonomic
Handle

48-22-7184 14" Aluminum Offset Pipe Wrench Aluminum
48-22-7185 18" Aluminum Offset Pipe Wrench Aluminum 2"
48-22-7182 24" Aluminum Offset Pipe Wrench Aluminum 3"

Offset Head
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ADJUSTABLE & BASIN WRENCHES

RATCHET & SOCKET SETS

JAWS WON’T
BACK OFF

Proprietary Screw

-

Ergonomic
Handle

Lanyard Hole

Chrome Plated
Rust Protection

48-22-7400 2 Pc 6" & 10" Adjustable Wrench Set
48-22-7406 6" Adjustable Wrench
48-22-7408 8" Adjustable Wrench
48-22-7410 10" Adjustable Wrench
48-22-7412 12" Adjustable Wrench
% 48-22-7415 15" Adjustable Wrench
Perfectly Parallel Jaws 48-22-7508 8" Wide Jaw Adjustable Wrench

EASIEST
SWAP-OUTS

Smoothest Length
Adjustment

Ratchet-Ready
Less jaw readjusting

1 0Il_1 7Il
Telescoping Shank
Comfortable
Handle
. - 48-22-7001 1-1/4" Basin Wrench
Screwdriver-Ready 48-22-7002 2-1/2" Basin Wrench

Up to 2x breakaway torque
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CONTRA DR RATCHET & SOCH

VERSATILE DESIGN.
BETTER ACCESS.

BT metric
FOUR FLAT " sipes

Anti-Roll, Wrench-Ready.

Slim Design
48-22-9000 12 Pc 3/8" SAE Contractor Ratchet & Socket Set with FOUR FLAT™ Sides
48-22-9001 12 Pc 3/8" Metric Contractor Ratchet & Socket Set with FOUR FLAT™ Sides

Pivoting Head

MOST VERSATILE SOCKETS. y/—.
|GUARANTEE]

ANTI-ROLL, WRENCH-READY.
BEC| vemic |

. \oeuhery
FOUR FLAT " sipes

Anti-Roll, Wrench-Ready.

Stamped Sizes
Better visibility

90 Tooth Design 4° Arc Swing

Slim Design

MET Part # Description

48-22-9404 26 Pc 1/4" SAE Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9408 28 Pc 3/8" SAE Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9504 28 Pc 1/4" Metric Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9014 1/4" Drive Ratchet

48-22-9508 32 Pc 3/8" Metric Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9004 50 Pc Metric & SAE 1/4" Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9008 56 Pc Metric & SAE 3/8" Drive Ratchet & Sockets with FOUR FLAT™ Sides
48-22-9038 3/8" Drive Ratchet

Removable Storage Trays
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COMBINATION WRENCHES &
PRY BARS

HOOK AND PICK SET &
MULTI-BIT DRIVERS

BETTER ACCESS. =N
LONGEST LIFE. L MR mmm S
' 3 oz ° 3 ‘KO\

Comfortable —— Chrome Plated 144 Ratcheting 2.5° Arc
I-Beam Handle Rust Protection Positions Swi
wing
48-22-9406 7 Pc SAE Ratcheting Combination Wrench Set 3/8", 7/16", 1/2", 9/16", 5/8", 11/16", 3/4"
48-22-9506 7 Pc Metric Ratcheting Combination Wrench Set 8mm, 10mm, 12mm, 13mm, 14mm, 15mm, 17mm
2 ) oo . - 1/4",9/32", 5/16",11/32", 3/8", 7/16", 1/2", 9/16",
g J ’ 48-22-9416 15 Pc SAE Ratcheting Combination Wrench Set 5/8" 11/16" 3/4" 13/16". 7/8", 15/16" 1"
Durable Double 48-22-9516 15 Pc Metric Ratcheting Combination Wrench Set | o™ 9mm, 10mm, Timm, 12mm, 13mm, 14mm, 15mm,
Stacked Pawls 16mm, 17mm, 18mm, 19mm, 20mm, 21mm, 22mm
UPTO /
_j/ LIFETIMA~¥

25 more TorquE AX BITE

Anti-Slip Open End

(GARANTIA DE PORVIDA.
GARANTIE AVIE

15° Offset
— ﬁ —
M mee e )3y

Decreased - —_— "

Fastener /

Rounding Ink-Filled Sizes Comfortable 12 Pt

Easy identification |I-Beam Handle Box End

48-22-9407 7 Pc SAE Combination Wrench Set 3/8" 7/16", 1/2", 9/16", 5/8", 11/16", 3/4"
48-22-9507 7 Pc Metric Combination Wrench Set 8mm, 10mm, 12mm, 13mm, 14mm, 15mm, 17mm
48-22-9415 15 Pc SAE Combination Wrench Set 174" 9/32" 5/16", 11/32", 3/8", 7/16", 1/2", 9/16", 5/8", 11/16", 3/4", 13/16", 7/8", 15/16", 1"
48-22-9515 15 P Metric Combination Wrench Set 8mm, 9mm, 10mm, Timm, 12mm, 13mm, 14mm, 15mm, 16mm,

17mm, 18mm, 19mm, 20mm, 21mm, 22mm

Innovative Storage Solution

RY BAR

UPTO ,
_/ LIFETIMA -
40 more prRYING STRENGTH
Ch Plated Comfortabl
I-BEAM DESIGN Ru;(:nlgfoteitfon Tr?T.oobeaHa?ldles

All-Metal Core Hammer-Ready
Strike Cap

48-22-9214 4 Pc Pry Bar Set 8", 12", 18", 24"

Easy Access Storage Tray
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HOOK AND PICK SET

UPTO \

X - -
50+ more buraBLE " N
ALL-METAL CORE Increased tool control Handle

(f\ N

Chrome Plated
Rust Protection
48-22-9215 4 Pc Hook and Pick Set Straight Pick, Offset Hook, Hook, 90° Hook

Easy Access Storage Tray

9 IN -BIT / KEY DRIVER

High Torque Ratchet
C |

48-22-2131 91 Multi-Bit Driver w/ ECX™ 1/4" P#1, P#2, SL 3/16", SL 1/4", SQ#2, ECX™#1, ECX™'#2

Power Tool Compatibility 48-22-2132 91 Square Multi-Bit Driver 1/4" P#1, P#2, SL 3/16", SL 1/4", SQ#1, SQ#2, SQ#3

. 48-22-2331 91 Ratchet Multi-Bit Driver w/ ECX™ 1/4" P#1, P#2, SL 3/16", SL 1/4", SQ#2, ECX™#1, ECX™#2
48-22-2322 91 Ratchet Multi-Bit Driver w/ Square 1/4" P#1, P#2, SL 3/16", SL 1/4", SQ#1, SQ#2, SQ#3
48-22-2133 91 TORX® Key Driver 1/4" T8, 710, T15, T20, T25, T27, T30
48-22-2134 91 SAE Hex Key Driver 1/4" 7/64",1/8", 9/64", 5/32", 3/16", 7/32", 1/4"
48-22-2136 9nT Metric Hex Key Driver 1/4" 1.5mm, 2mm, 2.5mm, 3mm, 4mm, 5mm, 6mm
In-Handle Storage 48-22-2110 4 Pc Replacement Bit Set P#1, P#2, SL 3/16", SL 1/4", SQ #1, SQ#1, ECX™#1
DIVIE \ =

8t

Power Tool Compatibility High Torque Ratchet

48-22-2130 Compact 8in1 Multi-Bit Driver 1/4" P#1, P#2, SL 3/16", SL 1/4", SQ#1, SQ#2, T15
In-Handle Storage 48-22-2330 Compact 81 Ratchet Multi-Bit Driver 1/4 P#1, P#2, SL 3/16", SL 1/4", SQ#1, SQ#2, T15
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