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NMD90 – ALUMINUM CONDUCTOR                            DECEMBER 2015 
3 CONDUCTOR SIZES #8 AWG THRU #2 AWG 
XLPE/300 V CSA, (90°C) 

                                      

Conductor: 
8 AWG. Thru 2 AWG. aluminum 
(8000 series aluminum) compact class “B” 
strand 

 
Insulation: 
Cross-linked Polyethylene (XLPE) NMD90 
 
Colour Coding:  
Black, white, red 
 
Bonding Conductor (Ground): 
Bare aluminum (8000 series aluminum) compact 
class “B” stranded conductor 
 
Jacket: 
Polyvinyl Chloride (PVC), grey 
 
Print: 
NORTHERN CABLES™ #/C SIZE (AWG) COMPCT 
ACM AL. NMD90 XLPE 300V FT1 CSA, METRE 
MARK 
   
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 
 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 

Applications: 
For exposed and concealed wiring in dry or damp, locations where not 
exposed to mechanical injury 
 
Features: 
Rated at 90°C dry        
Rated at -25°C            
  
Compliances: 
Industry compliances: CSA Standard C22.2 No. 48  
Flame test compliances: CSA FT1 

 
 
  
 


