C-2000™ Push Buttons

2-Position Knob- & Lever-Operated Selector Switches

Selection Process

Select operator Select contact block(s) Select nameplate, if

below + from back cover fold-out t required, from pages 36-38 i Complete unit
Operators
Replace asterisk (*) in maintained catalog number with cam code from cams table below.
Replace dagger () in catalog number with color code from colors table below.
R . . Spring Return Spring Return Spring Return . .
Style Handle Maintained | List frice, LT (Cam H) LR (Cam D) CR (Cam ) i
Catalog No. Catalog No. Catalog No. Catalog No.
Polished Ch Knob P9CSM*0 T $14.50 PICSMH1T P9CSMD5 T P9CSMI5 T $16.50
Q Polished Chrome Black Lever PICSV*ON 14.50 PICSVHIN PICSVDEN PICSVISN 16.50
0O inch Knob POMSM*0 T 14.50 POMSMH1T PIMSMD5 T POMSMI5T 16.50
Satin Chrome Black Lever POMSV*ON 1450 PIMSVHIN POMSVD5N POMSVISN 16.50
J Engi d Plasti Knob POXSM*0T 14.50 POXSMH1T POXSMD5 POXSMI5T 16.50
@ Round Engineered Plastic g5 Tover [ poxsvFON 1450 POXSVHIN POXSVD5N POXSVISN 1650
[0 Square Engineered Plastic Knob PISSM*0T 14.50 POSSMH1T P9SSMD5 T P9SSMI5 T 16.50
*Cams
Choose desired cam. Note selection and position of contact block(s). o /90\ »
*Cam Cod @ ] ys Screw Terminal Contact Block Quick Connect Terminal Contact Block
amtode Position 1 Position 2 Position 1 Position 2
0 = X = P9B1OVN — P9BLOFN camD
b X — 0 P9BO1VN — P9BO1FN — e c
o ~%o
0 - X P9BLIVN — — — ~ P
X — 0
— 0 X — P9B10VN — P9B10FN
| — X 0 P9BO1VN — P9BO1FN — CamH Caml
- 0 X P9B11VN — — —
— X 0
X 0 — — P9B10VN — P9B10FN )
0 X — P9BO1VN — P9BO1FN —
H X 0 = /Y
PYB1LVN = — — A
0 X - jaam)
Tcolors
Color Black Red Green Yellow Blue No Knob?
tColor Code N R v G L 0
Lsubtract $3.00 from list price, G0-10GC, for selector switches ordered without knobs.
Dimensions shown in mi:%hstsers _
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Round Knob Selector Switch

Square Knob Selector Switch

Round Lever Selector Switch

Selection & drawing data: pages 4-5. Accessories: pages 46-47. Technical data: pages 6-11.
Color caps, heads, lenses and handles are also stocked separately: page 41.
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Typical Back Side View




C-2000™ Push Buttons

3-Position Knob- & Lever-Operated Selector Switches

Selection Process

Select operator + Select contact block(s) + Select nameplate, if = Complete unit
below from back cover fold-out required, from pages 36-38 Omplete unt
Operators

Replace asterisk (*) in catalog number with cam code from cams table below.
Replace dagger () in catalog number with color code from colors table below.

Stvle Handle Maintained List Price, | Spring Return LIC Spring Return C[R Spring Return LIC R List Price,
y Catalog No. GO-10GC Catalog No. Catalog No. Catalog No. GO-10GC
O Polished Ch Knob PICSM*0 T $14.50 PICSM*1 T PICSM*5t P9CSM*3t $16.50
olished Lrome Black Lever | PICSV*ON 1450 PICSVFIN PICSV*5N PICSV*3N 1650
. Knob POMSM*0t 14.50 POMSM*1t POMSM*5F POMSM*3F 16.50
QO Satin Chrome = s < =
Black Lever POMSV*ON 14.50 POMSV*IN POMSV*5N POMSV*3N 16.50
Round Engi d Plasti Knob POXSM™*0T 14.50 POXSM* 1T POXSM*5T POXSM*3T 16.50
@ Round Engineered Plastic  [—5e Torer T poxsveon 1450 POXSVFIN PIXSV*5N POXSV*3N 16.50
[0 Square Engineered Plastic Knob PISSM* 0T 14.50 POSSM* 1T POSSM*5 T POSSM*3T 16.50
*Cams _ N
Choose desired cam. Note selection and position of contact block(s). 2 _12450
*Cam Cod @ | y Screw Terminal Contact Block | Quick Connect Terminal Contact Block A P
SIS Position 1 Position 2 Position 1 Position 2
0 0 X P9B10VN — P9B10FN —
X 0 0 — P9B10VN — P9B10FN
X X 0 P9BO1VN — P9BO1FN —
0 X X — PO9BO1VN — P9BO1FN
z 0 0 X
X X 0 P9B11VN — — —
A 0 0 — PYB11VN — — Tz
0 X X
0 0 X = PIBOIVN — PIBOIFN N\
£ 0 X 0 P9B10VN — P9B10FN —
0 0 X _ o o )
0 X 0 P9B11VN
X 0 0 — POB10VN — POB10FN
0 X 0 P9BO1VN — P9BO1FN —
- A 0 0 PIBLIVN — — —
0 X 0
0 0 X
J 0 X 0 P9B11VN — — —
0 0 X — — —
X 0 0 P9B11VN
TColors
Color Black Red Green Yellow Blue No Knob! - inches
Tcolor COde N R V G I_ 0 Dimensions shown in m

Lsubtract $3.00 from list price, G0-10GC, for selector switches ordered without knobs.

il | ]
928

Round Knob Selector Switch Square Knob Selector Switch Round Lever Selector Switch Typical Back Side View

Selection & drawing data: pages 4-5. Accessories: pages 46-47. Technical data: pages 6-11.
Color caps, heads, lenses and handles are also stocked separately: page 41.
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C-2000™ Push Buttons

4-Position Knob- & Lever-Operated Selector Switches

Selection Process

Select operator

below +

Select contact block(s)
from back cover fold-out

Select nameplate, if
required, from pages 36-38

= Complete unit

o
s
UD
o

Operators
Replace asterisk (*) in catalog number with color code from colors table below.
Style Handle Maintained ;i price Go-topc [SRANGREWMROIZRY ;i brice, GO-10GC
Catalog No. Catalog No.
O rolished Ch Knoh PICSMX0* $14.50 PICSMX5* $18.50
olished Lhrome Black Lever PICSVXON 1450 PICSVXEN 1850
O satinch Knob PIMSMX0* 14,50 PIMSMX5* 18.50
atin Lhrome Black Lever POMSVXON 1450 PIMSVXEN 1850
Round Encineered Plasi Knob PIXSMX0* 14.50 POXSMX5* 18.50
) oy Augfies e s s Black Lever PIXSVXON 1450 PIXSVXEN 1850
[ Square Engineered Plastic Knob P9SSMX0* 14.50 P9SSMX5* 18.50
Cams
Note selection and position of contact block(s)
Screw Terminal Contact Block & % o —
\ ¥ (6
Cam Code - @ - Position 1 Position 2 ¥l 2% 7\
0 X 0 0
PYB1LVN — w
x 0 0 0 X —
9 0 X 0 P9B1LVN
X 0 0 0 -
*Colors
Color Black Red Green Yellow Blue No Knob?
*Color Code N R V G L 0

Lsubtract $3.00 from list price, G0-10GC, for selector switches ordered without knobs.
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Round Knob Selector Switch

inches

Dimensions shown in ——r—
millimeters

Square Knob Selector Switch

Round Lever Selector Switch
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Typical Back Side View

Selection & drawing data: pages 4-5. Accessories: pages 46-47. Technical data: pages 6-11.
Color caps, heads, lenses and handles are also stocked separately: page 41.
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	Replace asterisk (*) in catalog number with color code from colors table below. 
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	Maintained Catalog No. 
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	Selection & drawing data: pages 4-5. Accessories: pages 46-47. Technical data: pages 6-11. Color caps, heads, lenses and handles are also stocked separately: page 41. 



