BSATCO|NUVO

Status Active
Watts 4.5
Volts 120V
Shape G25
Base Medium
ANSI Base E26
CCT (Kelvin) 2700K-5000K
CRI 80
Lumens 450
) Dimmable Dimmable Only with Starfish App
:p 1 |1l [ Hours Rated 15000
I Lamp Type Globe

Technology LED

Smart Product Info

10T Enabled Yes

Siri Shortcuts; Alexa; Hey Google;
SmartThings

Voice Assistants Supported

Operating Frequency 60 Hz

Specifications

-20C (-4F) to a maximum of +45C

ing Ti
Operating Temperature (+113F)

MOL 4.45
SATCO S11251 MOD 3.15
4.5G25/LED/TW/CL/SF Weight (Ib.) 0.09

Additional Information

Safety Listing cULus
Location Rating Damp
Energy Star No
CEC Status Non-Compliant
RoHS Compliant Yes
FCC Compliant Yes
SDS Sheet LED_Lamp
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