GenSPEED® Category 6 Cables

GenSPEED" 6 Category 6 Cable

Standards-Compliant Extended Frequency

Features and Benefits

= Unique separator design engineered for
consistent electrical performance

= Performance guaranteed to 350 MHz

= TRU-Mark® print legend contains
footage markings from 1000' to 0'

Datacom

= Third-party verified for guaranteed CONSTRUCTION
performance Conductors S%p_a_:jator
. i L]
= Made in US.A. e 23 AWG solid bare annealed copper Ivider
Insulation Rip Cord

Applications

= |EEE 802.3: 1000 BASE-T, 100 BASE-TX,
10 BASE-T, PoE, PoE+

= ANSI/TIA 854: 1000 BASE-TX

= CDDI, Token Ring, ATM

= Digital Video

= Broadband and Baseband Analog Video

Standard Compliances

e Non-Plenum: Polyolefin
e Plenum: Fluoropolymer

* Applied longitudinally under jacket

Jacket

Color Code

e Pair 1: Blue-White/Blue

e Pair 2: Orange-White/Orange
e Pair 3: Green-White/Green

e Pair 4. Brown-White/Brown

e Non-Plenum: Flame-Retardant PVC
e Plenum: Low-Smoke, Flame-Retardant

PVC

PHYSICAL DATA

= ANSI/TIA 568-C.2
= NEC/CEC Type CMR (UL 1666) . . . CMR (Non-Plenum) CMP (Plenum)
for Non-Plenum Nominal Cable Diameter (in) 0.220 0.205
= NEC/CEC Type CMP (NFPA 262) for Plenum Nominal Cable Weight (Ibs/1000 ft) 24 25
= UL 444 Minimum Bend Radius (in) 1.0 1.0
= RoHS Compliant Directive 2011/65/EU Maximum Pulling Force (Ibs) 32 82
= ANSI/TIA 862 (Building Automation) Temperature Rating ('C)
= |CEA S-116-732 Installation: 0 to +60 0 to +60
= |CEA S-102-700 Operation: -20 to +75 -20 to +75
= |SO/IEC 11801 Ed. 2.0 (Class E)
PART NUMBERS
H . ' _ ®
flA) Standard packaging: 1000" Pull-Pac® ||
g ARG Pull-Pac® II Spool-Pac® Spool
s CMR cvP CVR cvP CVR cvP
i Jacket Color |[(Non-Plenum)| (Plenum) |(Non-Plenum)| (Plenum) |(Non-Plenum)| (Plenum)
@ W % I Blue 7133800 | 7131800 | 7133840 | 7131840 | 7133860 | 7131860
o e nBss [ TWhite 7133801 | 7131801 | 7133841 | 7131841 | 7133861 | 7131861
Yellow 7133802 | 7131802 | 7133842 | 7131842 | 7133862 | 7131862
I Gray 7133803 | 7131803 | 7133843 | 7131843 | 7133863 | 7131863
I Red 7133804 | 7131804 | 7133844 | 7131844 | 7133864 | 7131864
Orange 7133805 | 7131805 | 7133845 | 7131845 | 7133865 | 7131865
I Green 7133806 | 7131806 | 7133846 | 7131846 | 7133866 | 7131866
I Black 7133807 | 7131807 | 7133847 | 7131847 | 7133867 | 7131867
Pink 7133808 | 7131808 | 7133848 | 7131848 | 7133868 | 7131868
I Purple 7133809 | 7131809 | 7133859 | 7131859 | 7133869 | 7131869

Note: Bulk reels are available as a special request with a maximum allowable length of 3000 feet per reel. Minimum run and
lead time may apply.

Data SUbJeCt to Change without notice. Non-stock items may be subject to minimum order quantities.
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