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5" Aperture Opal Disk Diffuser Reflector Trim

1021/1002P1 Series |
Standard Incandescent ~ * - 6

71/2"

1021/10041C
Lyte#ning™ Convertible
Non-(C Only

1021/1 00_4|cx/N
lytefnmy“‘ AirSeal® Insulated Ceiling

[IHETS

63/4"

s

1021/1003R
Lyte§ning™

Non-IC Remodeler

Complete Fixture consists of Reflector Trim & Frame-In Kit. Select each separately.

Reflector Trim |Frame-In Kit — See Individual Frame-In Kit Specification Sheets
Incandescent Fluorescent
Frame-In Kit | Ceiling Type Lamping | Height | Frame-In Kit Ceiling Type Lamping Height
1000P1 Non-IC 75W A19 | 6 3/4" . . - "
1002P1 Non-IC 6 3/4" 1001F13U Series | Uniframe™ Non-IC | (1) Quad 13W (G24qg-1) 57/8
1003R Non-IC
Remodeler 1001F18U Series | Uniframe™Non-IC | (1) Quad 18W (G24g-2) 57/8"
1021 Opal
1000IC IC 40W A19 | 75/16"
1000AICM | IC AirSeal® 75/16"
1004ICX/N | IC AirSeal® 71/4"
1004IC/N Non-IC 40WA19 | 71/2" | 1001F13ICU/N Performance IC (1) Quad 13W (G24g-1) 71/4"
1004ICR Non-IC 71/2"
Remodeler 1001F18ICU/N Performance IC (1) Quad 18W (G24q-2) 71/4"
Features

1. Reflector: Hydroformed aluminum, .040" thick (18 ga.); Anobrite™
(anodic-processed) semi-specular finish for permanent reflectivity.

2. Diffuser: Pressed and blown 3-layer cased opal glass; twists tight into
reflector trim. Neoprene (captive on flange of reflector) seals unit under
pressure of twist lock. Concealed wire-hinge supports glass enclosure
for servicing.

3. Frame-In Kit: (1002P1 standard frame shown). Other frames listed above
and shown on the right. See Frame-In Kit specification sheets for more
details.

Options & Accessories
Retaining Clips: 1955 - For installing in existing ceiling.

Labels

UL (Suitable for Wet Locations - covered ceiling, showers, spas), [.B.EW.
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Use quick calculator chart to determine the spacing of 75W A19 units for a desired level of
illumination.

Use quick calculator chart to determine the spacing of 1 Lt. 13 Watt Quad Tube for a desired
level of illumination.

CERTIFIED TEST REPORT NO. 404184-A
COMPUTED BY ELECTRICAL TESTING LABEDRATORIES, INC.

RECESSED LYTECASTER DOWNLIGHT
61/8" DIA., CASED OPAL GLASS DIFFUSER
?é:lf 75w ‘M,?,,LAMP' LUMEN RATING = 1148 LMS.
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TESTED ACCORDING TO IES PROGEOLRES, TEST DISTANCE EXCEEDS FIVE TIMES
THE GREATEST LUMINOUS OPENING OF LUIMINAIRE,

CERTIFIED TEST REPORT NO. 1048
COMPUTED BY LS| PROGRAM **TEST-LITE**

RECESSED LYTECASTER DOWNLIGHT
61/8°DIA., CASED OPAL GLASS DIFFUSER
ONE 13W DTT QUAD TUBE FLUORESCENT LAMP. LUMEN RATING = 860 LMS5.
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TESTED ACCORDING TO |ES PROCEOUAES. TEST DISTANCE EXCEEDS FIVE TIMES
THE GREATEST LLIMINGUS OPENING OF LUMINAIRE.
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To convert lighting data for a lower wattage incandescent lamp of the same
type, multiply the footcandle (or candlepower) values by the ratio of the lumens
of the two lamps. The coefficients of utilization remain the same.
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