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 • Horizontal-angled Bracket Alters Doorbell View by 15°
 • Vertical-angled Bracket Alters Doorbell View by 5°
 • Stack Up to Three Brackets
 • Surface-mount

Angled Mounting Brackets
Compatible with DHI-DB11 WiFi Video Doorbell

  Technical Specifications  

Material PC and ABS

Color Black

Angle
Horizontal 15°, stack three (3) for a maximum angle of 45°

Vertical 5°, stack three (3) for a maximum angle of 15°

Dimensions (W x H x D)

Horizontal Bracket 110.97 mm x 42.92 mm x 16.03 mm
(4.37 in. x 1.69 in. x .0.6 3 in.)

Vertical Bracket 110.95 mm x 42.97 mm x 14.98 mm
(4.37 in. x 1.69 in. x 0.59 in.)

Packaging 129.0 mm x 53.0 mm x 47.0 mm
(5.08 in. x 2.09 in. x 1.85 in.)

Gross Weight 0.83 kg (1.83 lb)
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Ordering Information

Type Part Number Description

Angled Brackets DB11-BK-USA Horizontal and Vertical Angled Brackets
for DHI-DB11 WiFi Video Doorbell

Package Contents

One (1) Horizontal Angled Bracket
One (1) Vertical Angled Bracket
Installation Guide
Installation Hardware

  Horizontal Bracket
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  Vertical Bracket


