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1-800-GE-1STOP

For use with CL00, CL01, CL02, CL25, CL04 and CL45 contactors

For use with CL00, CL01, CL02, CL25, CL04 and CL45 contactors

For use with CL06, CL07 and CL08 contactors

For use with CL06, CL07 and CL08 contactors

For use with CL09 and CL10 contactors

For use with CL09 and CL10 contactors

For use with CL00, CL01, CL02, CL25, CL04 and CL45 contactors

For use with CL06, CL07, CL08, CL09 and CL10 contactors

No CPT, non-rev CLXE1A

With CPT, non-rev CLEX1D

No CPT, non-rev CLXE1B

With CPT, non-rev CLXE1E

No CPT, non-rev CLXE1C

With CPT, non-rev CLXE1F

rev CLXE1G

rev CLXE1H

IEC Products
ENCLOSURE WITh OR WIThOUT CPT CATALOGUE #

Nema 1 Enclosures



5 - 3

www.ge-ed.ca
www.geindustrial.com

1-800-GE-1STOP

0.16-0.26 RT1B

0.25-0.41 RT1C

0.4-0.65 RT1D

0.65-1.1 RT1F

1-1.5 RT1G

1.3-1.9 RT1H

1.8-2.7 RT1J

2.5-4.1 RT1K

4-6.3 RT1L

5.5-8.5 RT1M

8.0-12.0 RT1N

10.0-16.0 RT1P

14.5-18 RT1S

17.5-22 RT1T

21-26 RT1U

25-32 RT1V

30-40 RT1W

11.5-15 RT2A

14.5-19 RT2B

18.5-25 RT2C

24-32 RT2D

30-43 RT2E

42-55 RT2G

54-65 RT2H

64-82 RT2J

78-97 RT2L

90-110 RT2M

IEC Products
CURRENT RANGE AMPS

Overload Relays Class 10 Manual/Auto, Adjustable Range
RT1 overload relay for use with CL00, CL01, CL02, CL25, CL45 & CL04 contactors

Overload Relays Class 10 Manual/Auto, Adjustable Range
RT2 overload relay for use with CL06, CL07, CL08, CL09 & CL10 contactors
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IEC Products

Start-Stop push button without light CL00, CL01, CL02, CLXP1B

Start-Stop push button without light CL25, CL04, CL45 CLXP1B

Start-Stop push button without light CL06, CL07, CL08 CLXP2B

Start-Stop push button without light CL09, CL10 CLXP3B

Start-Stop push button with light CL00, CL01, CL02, CLXP1C*

Start-Stop push button with light CL25, CL04, CL45 CLXP1C*

Start-Stop push button with light CL06, CL07, CL08 CLXP2C*

Start-Stop push button with light CL09, CL10 CLXP3C*

H-O-A Switch CL00, CL01, CL02, CLXP1D

H-O-A Switch CL25, CL04, CL45 CLXP1D

H-O-A Switch CL06, CL07, CL08 CLXP2D

H-O-A Switch CL09, CL10 CLXP3D

On-off Switch CL00, CL01, CL02, CLXP1E

On-off Switch CL25, CL04, CL45 CLXP1E

On-off Switch CL06, CL07, CL08 CLXP2E

On-off Switch CL09, CL10 CLXP3E

Red Indicating Light CL00, CL01, CL02, CLXP1F

Red Indicating Light CL25, CL04, CL45 CLXP1F

Red Indicating Light CL06, CL07, CL08 CLXP2F

Red Indicating Light CL09, CL10 CLXP3F

Control Power Transformer (CPT), standard capacity 50 VA CR308XT1**A

Control Power Transformer (CPT), extra capacity 150 VA CR308XT1**B

Side-Mount Auxiliary Contact Blocks, base block 1NO-1NC BCLL11

Side-Mount Auxiliary Contact Blocks, base block 2NO BCLL20

Side-Mount Auxiliary Contact Blocks, adder block 1NO-1NC BRLL11

Side-Mount Auxiliary Contact Blocks, adder block 2NO BRLL20

*  Voltage 
selection:

1 - 115v
2 - 230v
4 - 460v
5 - 575v

ACCESSORY FOR USE WITh

Accessories


